
643

7 Bearings / Bearings With Housings

Bearings

P.647 Ball Bearings Ball Bearings Flanged
Ball Bearings 

Rubber Sealed Ball Bearings Open Type
P.650~P.652 P.653~P.654 P.655~P.658 P.659~P.660

Ball Bearings 
C3 Clearance

Ball Bearings 
Stainless Steel

Ball Bearings 
Stainless Steel Flanged

Guide Bearing-V Groove, 
Stainless Steel

P.661~P.662 P.663~P.666 P.667~P.669 P.670

Angular Contact Single Row 
Universal Combination Ball Bearings Plastic Thrust Ball Bearings

Thrust Needle 
Roller Bearings

P.675 P.676 P.677 P.678

Guide Bearing-U Groove, 
Stainless Steel

Angular Contact 
Single Row

Angular Contact Double Row 
DB Combination

Angular Contact Double Row 
DF Combination

P.671 P.672 P.673 P.674

Bearings With 
Housings

P.679
T-Shaped, 

Lightweight, Compact
Diamond Shape, 

Lightweight
P.680 P.680

New
Products

New
Products
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Eccentric Lock Nuts
Loosening Prevention 

Nuts for Bearing
P.687 P.688

Lock Nuts

P.681 Lock Nuts AN Type
Lock Nuts F Type 

60-degree Clamping Lock Nuts R Type Precision Lock Nuts Compact
P.683 P.684 P.685 P.686

Bearing Shaft 
Screws

P.689 Bearing Shaft Screws
P.690

Pivot Pins

P.691
Shouldered 

With Retaining Ring Groove
Straight 

With Retaining Ring Groove
P.693 P.694



Pallet Centering Mechanism

05 Bearing With Housing × 1

01 Bearing × 48 03 Bearing Shaft Screws × 502 Idler × 5

06 Timing Pulley × 24 04 Timing Belt × 2

This figure shows the centering mechanism, which is driven by a cylinder at the work
station with connecting rod structure to adjust the center of the product.
It is often used in conveyor lines where the output position of the product is required, to
adjust the position of the product when it is output, and to facilitate the connection with
other work stations.

Application Industries: Automotive part Logistics

645



* All products prices are without tax. For prices reference, please visit MISUMI official website.

03 Bearing Shaft Screws × 5

02 Idler × 5
Belt Width 10mm
Number of Teeth 40
Tooth Profile S2M
C-AHTF40S2M100

Bearing Part Number 698ZZ
Bearing I.D. 8mm
Light Weight Housing
Retaining Ring Provided
C-BACA698ZZ

06 Timing Pulley × 24
Belt Width 10mm
Number of Teeth 36
Shaft Hole Dia. d 8mm
Tooth Profile S2M
C-HTPA36S2M100-A-P8

O.D. 6mm
Length 20mm
C-BMSB6-20

P.553

05 Bearing With Housing × 1 P.680 P.531

P.690

01 Bearing × 48
I.D. 8mm
O.D. 22mm
Width 7mm
C-EFL608ZZ

P.653

04 Timing Belt × 2
Belt Width 10mm
Belt Length 984mm
Tooth Profile S2M
C-HTBN984S2M-100

P.579

Reference price

54
THB/pcs

Quantity Total price

10
30

  540
1,380

54
46

Unit price

350
THB/pcs

Quantity Total price

1
4

  350
1,192

350
298

Unit price

41
THB/pcs

Quantity Total price

1
30

    41
1,050

41
35

Unit price

140
THB/pcs

Quantity Total price

4
10

  560
1,190

140
119

Unit price

169
THB/pcs

Quantity Total price

1
10

  169
1,430

169
143

Unit price

216
THB/pcs

Quantity Total price

1
10

  216
1,830

216
183

Unit price

646
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QPrecautions of Selection
· Differences in specifications between MISUMI standard product bearing (B6901ZZ) and MISUMI Economy
series bearing (C-E6901ZZ)

Lifetime

Load Capacity

Bearing Internal
Clearance

Basic Rated Life  1 million rotations
(With 2.89kN load applied)

EX: Specific example  4000 hours
(When rotating at speed of 750rpm and load of 0.5kN)

Basic Rated Life  400,000 rotations
(With 2.89kN load applied)

EX: Specific example  1600 hours
(When rotating at speed of 750rpm and load of 0.5kN)

Basic Dynamic Rated Load (Cr): 2.89kN
Basic Static Rated Load (Cor): 1.46kN

MISUMI Standard Product Bearing

Minimum: 3 m  Maximum: 13 m Minimum: 6 m  Maximum: 23 m

Basic Dynamic Rated Load (Cr): 2kN
Basic Static Rated Load (Cor): 1kN

QExample of Use

QThe recommended areas of use are as follows:
1Low load: Bearings for transporting light workpieces
2Medium and low speed rotation: Bearings suitable for 
   medium and low speed transferring equipment.
3Medium precision rotation: Bearings that do not require
   precise positioning

Workpiece Transfer
Effect

Workpiece Transfer
Effect

QMISUMI Economy series Bearings:

……It is suitable for such applications

Low Load Medium Precision RotationMedium and Low Speed Rotation

Economy series Bearings
Applications of Economy series Bearings

MISUMI Economy Series Bearings

Low load: Bearings for transporting light workpieces

Medium and low speed rotation: Bearings suitable for 
medium and low speed transferring equipment.

Medium precision rotation: Bearings that 
do not require precise positioning

Economy Series
Bearings Product Overview

85 %

vs Standard Type

Saving
up to
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QFeatures of MISUMI Economy series Bearings
1Why are all MISUMI Economy series bearings tested for noise and vibration? And why do we insist on achieving "Z1" level?

Through the test of bearing noise and vibration, we can find out whether the bearing is defective. Bearing
vibration is divided into four levels: Z0, Z1, Z2, Z3 and Z4 (Higher level, Lower noise and vibration)

Stainless Steel Product

Bearing Steel Product

SUJ2 (Bearing Steel)
Heat Treatment Hardness
58~63HRC More abrasion
resistant

Material and difference for
MISUMI Economy series

QResult After Test
After the long-term service life
test, there was little wear inside
the open end cover and the structure remains intact.

Normal steel on the market
Heat Treatment Hardness
48~54HRC Not abrasion
resistant

Material and difference for generic
products on the market *

QResult After Test

3Why do we insist on using "bearing steel" and "stainless steel" materials with excellent
performance for MISUMI Economy series bearings?

Can
guarantee
Z1
level or
higher

Noise and vibration specifications
of generic products on the market *

Cannot
guarantee
Z1 levelRail Accuracy of Bearing Inner

Ring and Outer Ring

Scratches inside the bearing, 
and foreign matters mixed in

Dimension Tolerance of
I.D. and O.D., etc.

Clearance Tolerance

Roundness of Bearing Ball

l Acc
g and

ratch
d fore

earan

undn

Dim
I.D.

Rail
Ring

Scr
and

Cle

Rou

2Why do we insist on using "standard wall thickness" for MISUMI Economy series bearings?

The ballistic
contact area is
large, and the
contact stress is
relatively
dispersed, thus
prolonging the
service life.

Deep Rail
Steel BallSteel Ball

Th
in

ne
rW

al
l

Th
ic

kn
es

s

St
an

da
rd

W
al

l
Th

ic
kn

es
s

Bearing
Inner Ring

Wall thickness of generic products on the market

The ballistic
contact surface is
reduced and the
contact stress is
relatively
concentrated,
thus affecting the
service life.

Shallow Rail

Bearing
Inner Ring

* Generic products on the market are similar products randomly purchased by our company from online or offline markets
* The test data are obtained through testing by our company, which are for reference only

Noise and Vibration Specifications
of MISUMI Economy Series

Standard Wall Thickness for MISUMI Economy Series

After service life test under
the same conditions as
MISUMI Economy series, the open end cover was
severely worn inside and the structure was damaged.

Normal stainless steel on the
market After the salt spray
test, the rusted area was
about 30%

Equivalent to SUS440 or SUS420
After the salt spray test, the rusted
area was about 2~3%

Economy Series
BearingsProduct Overview



Limit deviations and tolerance values are in microns.
d

mm t △dmp
t Vdsp

t Vdmp t Kia
t △Bs

t VBsDiameter Series All Normal Correction a

> U L 9 0, 1 2, 3, 4 U L
-
0.6
2.5

10
18

30
50
80

120
180

250
315
400
500
630

800
1000
1250
1600

0.6
2.5

10
18
30

50
80

120
180
250

315
400
500
630
800

1000
1250
1600
2000

0
0
0
0
0

0
0
0
0
0

0
0
0
0
0

0
0
0
0

-    8
-    8
-    8
-    8
-  10

-  12
-  15
-  20
-  25
-  30

-  35
-  40
-  45
-  50
-  75

-100
-125
-160
-200

10
10
10
10
13

15
19
25
31
38

44
50
56
63
-

-
-
-
-

8
8
8
8

10

12
19
25
31
38

44
50
56
63
-

-
-
-
-

6
6
6
6
8

9
11
15
19
23

26
30
34
38
-

-
-
-
-

6
6
6
6
8

9
11
15
19
23

26
30
34
38
-

-
-
-
-

10
10
10
10
13

15
20
25
30
40

50
60
65
70
80

90
100
120
140

0
0
0
0
0

0
0
0
0
0

0
0
0
0
0

0
0
0
0

-    40
-    40
-  120
-  120
-  120

-  120
-  150
-  200
-  250
-  300

-  350
-  400
-  450
-  500
-  750

-1000
-1250
-1600
-2000

-
-

-250
-250
-250

-250
-380
-380
-500
-500

-500
-630

-
-
-

-
-
-
-

12
12
15
20
20

20
25
25
30
30

35
40
50
60
70

80
100
120
140

EIt is applicable to the inner and outer rings of single bearings installed in pairs or groups, and it is also applicable to the inner rings of tapered bore bearings with d 50mm.

Table 2 Radial Bearing (Except Cone Roller Bearing) --Inner Ring--General Grade Tolerance (Excerpted from GB/T 307.1-2017)

Limit deviations and tolerance values are in microns.

D
mm t △Dmp

t VDspa

t VDmpa t Kea
t △Cs

t △Clsb t VCs
t VClsb

Open Type Bearing Closed Type Bearing
Diameter Series

> U L 9 0, 1 2, 3, 4 2, 3, 4 U L
-
2.5
6

18
30

50
80

120
150
180

250
315
400
500
630

800
1000
1250
1600
2000

2.5
6

18
30
50

80
120
150
180
250

315
400
500
630
800

1000
1250
1600
2000
2500

0
0
0
0
0

0
0
0
0
0

0
0
0
0
0

0
0
0
0
0

-    8
-    8
-    8
-    9
-  11

-  13
-  15
-  18
-  25
-  30

-  35
-  40
-  45
-  50
-  75

-100
-125
-160
-200
-250

10
10
10
12
14

16
19
23
31
38

44
50
56
63
94

125
-
-
-
-

8
8
8
9

11

13
19
23
31
38

44
50
56
63
94

125
-
-
-
-

6
6
6
7
8

10
11
14
19
23

26
30
34
38
55

75
-
-
-
-

10
10
10
12
16

20
26
30
38
-

-
-
-
-
-

-
-
-
-
-

6
6
6
7
8

10
11
14
19
23

26
30
34
38
55

75
-
-
-
-

15
15
15
15
20

25
35
40
45
50

60
70
80

100
120

140
160
190
220
250

Same as t△Bs and 
t VBs of the same bearing 
inner ring

EThe limit deviation of outer ring flange O.D. D1 is given in Table 25.
a  Applicable to the inner and outer stop rings before installation or after removal.
b  Only applicable to groove type ball bearings.

Table 3 Radial Bearing (Except Cone Roller Bearing) --Outer Ring--General Grade Tolerance (Excerpted from GB/T 307.1-2017)

Bearing Type “Relative Axial 
Load” a,b

Single Row Bearing Double Row Bearing

eFa
Fr e Fa

Fr >e Fa
Fr e Fa

Fr >e

X Y X Y X Y X Y

Radial Contact 
Ball Bearing

foFa
Cor

c Fa
iZDw2

0.172 0.172

1 0 0.56

2.3

1 0 0.56

2.3 0.19
0.345 0.345 1.99 1.99 0.22
0.689 0.689 1.71 1.71 0.26
1.03 1.03 1.55 1.55 0.28
1.38 1.38 1.45 1.45 0.3
2.07 2.07 1.31 1.31 0.34
3.45 3.45 1.15 1.15 0.38
5.17 5.17 1.04 1.04 0.42
6.89 6.89 1 1 0.44

Table 1 X and Y Values of Radial Ball Bearing (Excerpted from GB/T 6391-2010)
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Economy Series
Bearings Technical Parameters Radial Bearing (Class 0) Tolerances & Allowances



Representative model: C-E688ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

35 THB

50%
Save Up to
vs Standard Type

1 day

Shipping
from
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Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

dD

B

R

dh

R

D
s

r

r
(Installation Diagram)

Small Ball Bearings

ESome models have no stamp due to product size restrictions.

I.D. d 
(mm)

Clearance of MISUMI 
Standard Product ( m)

Clearance of Economy 
series products ( m)

Min. Max. Min. Max.
Less than 10 5 10 7 15

Key points of Economy series products confirmation
Ekgf=N×0.101972

Part Number I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating

Allowable Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass (g) 
(Reference)

1Type 2No. Cr (Dynamic) N Cor (Static) N Ds(min.) dh(max.) R(max.)

C-E

682ZZ 2 5 2.3 0.08 146 52 53000 2.7 3.9 0.08 0.17
692ZZ 6 3 0.15 270 90 3 4.8 0.15 0.38
673ZZ

3

2.5 0.1 146 52 50000 3.6 5.4 0.08 0.2
683ZZ 7 3 273 91 44000 3.9 5.8 0.1 0.45
693ZZ 8 4

0.15
392 125 42000

4.2
6.8

0.15
0.83

603ZZ 9 5 400 132 39000 7.8 1.45
623ZZ 10 4 441 153 35000 8.8 1.66
674ZZ

4

7 2.5 0.1 155 62 42000 4.6 6.4 0.08 0.29
684ZZ 9

4
448 157 39000 5 7.8 0.1 1.01

694ZZ 11 0.15 501 193 34000 5.2 9.8 0.15 1.75
604ZZ 12 0.2 670 245 5.6 10.4 0.2 2.29
624ZZ 13 5 910 340 28000 11.4 3.04
634ZZ 16 0.3 938 366 25000 6 14 0.3 5.21
675ZZ

5

8 2.5 0.1 153 92 37000 5.8 7.4 0.1 0.34
685ZZ 11 5 0.15 501 197 32000 6.2 9.8

0.2
1.96

695ZZ 13 4 0.2 756 301 30000 6.6 11.4 2.5
605ZZ 14 5 931 354 28000 12.4 3.48
625ZZ 16 0.3 1211 469 25000 7 14 0.3 4.86
635ZZ 19 6 1635 627 22000 17 8.34
676ZZ

6

10 3 0.1 347 153 32000 7.04 9.3 0.1 0.68
686ZZ 13 5 0.15 756 308 28000 7 11.8 0.2 2.69
696ZZ 15 0.2 945 371 7.6 13.4 3.72
606ZZ 17 6 0.3 1533 585 27000 8 15 0.3 6.08
626ZZ 19 1638 620 22000 17 7.94
678ZZ

8

12 3.5 0.1 380 192 28000 9.05 11.33 0.1 0.97
688ZZ 16 5 0.2 1127 497 25000 9.6 14.4 0.2 4.02
698ZZ 19 6

0.3

1393 606

10

17

0.3

7.18
608ZZ 22 7 2345 980 24000 20 12
628ZZ 24 8 2800 1113 20000 22 17
638ZZ 28 9 3194 1388 26 30.3

Part Number (1Type · 2No.)
C-E674ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-E small bearing



Representative model: C-E6000ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

32 THB

59%
Save Up to
vs Standard Type

1 day

Shipping
from
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Product dimensional drawing and installation schematic diagram of double shielded deep groove ball bearing
ESome models have no stamp due to product size restrictions.

Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

(Installation Diagram)

D
sdh

R

Rr

r

dD

B

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh R
(min.) (max.) (max.) (max.)

C-E

6700ZZ

10

15 4 0.2 600 300 15000 10.4 11.21 14.2 0.2 2
6800ZZ 19 5

0.3
1280 650 24000

12
12.5 17

0.3
5

6900ZZ 22 6 1890 890 22000 13 20 9
6000ZZ 26 8 3190 1370 21000 13.5 24 19
6200ZZ 30 9

0.6
3570 1670 17000

14
16 26

0.6
32

6300ZZ 35 11 5740 2450 15000 16.5 31 52
6701ZZ

12

18 4 0.2 640 370 13000 12.4 13.86 16.7 0.2 3
6801ZZ 21 5

0.3
1340 730 22000

14
14.5 19

0.3
6

6901ZZ 24 6 2020 1020 21000 15 22 11
6001ZZ 28 8 3570 1670 20000 16 26 21
6201ZZ 32 10 0.6 4270 1930 15000 16 17 28 0.6 37
6301ZZ 37 12 1 6790 2940 14000 17 18 32 1 60
6702ZZ

15

21 4 0.2 660 410 11000 15.4 16.86 19.7 0.2 4
6802ZZ 24 5

0.3
1460 880 20000

17
17.5

22
0.3

7
6902ZZ 28 7 2560 1400 18000 26 16
6002ZZ 32 9 3920 1980 17000 19 30 30
6202ZZ 35 11 0.6 5430 2520 14000 19 20 31 0.6 45
6302ZZ 42 13 1 7980 3820 12000 20 22.5 37 1 83
6703ZZ

17

23 4 0.2 700 460 9500 17.4 18.86 21.1 0.2 4
6803ZZ 26 5

0.3
1560 1020 18000

19
19.5 24

0.3
8

6903ZZ 30 7 3260 1810 17000 20 28 18
6003ZZ 35 10 4760 2350 15000 21 33 39
6203ZZ 40 12 0.6 6720 3220 12000 21 23 36 0.6 66
6303ZZ 47 14 1 9450 4590 11000 22 25.5 42 1 113

Ball Bearings

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-E ball bearing



I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24 5 20 8 25
24~30 5 20 8 25

Key points of Economy series products confirmation

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh R
(min.) (max.) (max.) (max.)

C-E

6704ZZ

20

27 4 0.2 730 510 8500 20.4 22.36 25.5 0.2 6
6804ZZ 32 7

0.3
2800 1730 15000

22
22.5 30

0.3
19

6904ZZ 37 9 4480 2590
13000

24 35 36
6004ZZ 42 12 0.6 6580 3540 24 26 38 0.6 69
6204ZZ 47 14 1 8960 4660 11000 25

28
42

1
106

6304ZZ 52 15 1.1 11130 5530 10000 26.5 45.5 145
6805ZZ

25

37 7
0.3

3010 2070 13000
27

35
0.3

22
6905ZZ 42 9 4940 3190

11000
29 40 42

6005ZZ 47 12 0.6 7070 4100 29 30.5 43 0.6 80
6205ZZ 52 15 1 9800 5500 9000 30 32 47

1
128

6305ZZ 62 17 1.1 14840 7630 8000 31.5 36 55.5 235
6806ZZ

30

42 7
0.3

3290 2560 11000
32

33 40
0.3

27
6906ZZ 47 9 5080 3500 10000 34 45 53
6006ZZ 55 13

1
9240 5810 9000

35
37 50

1
116

6206ZZ 62 16 13650 7910 8000 39 57 199
6306ZZ 72 19 1.1 18690 10500 7000 36.5 42.5 65.5 345
6807ZZ

35

47 7 0.3 3430 2840 10000 37 38 45 0.3 32
6907ZZ 55 10 0.6 6690 4800

8000
39 40 51 0.6 88

6007ZZ 62 14 1 11200 7210 40 42 57
1

151
6207ZZ 72 17 1.1 17990 10710 7000 41.5 45 65.5 284
6307ZZ 80 21 1.5 23450 13440 6000 43 47 72 1.5 464
6808ZZ

40

52 7 0.3 3570 3080
8000

42 43 50 0.3 33
6908ZZ 62 12 0.6 8540 6230 44 45 58 0.6 132
6008ZZ 68 15 1 11760 8050 7000 45 47 63

1
190

6208ZZ 80 18 1.1 20370 12460 6000 46.5 51 73.5 366
6308ZZ 90 23 1.5 28350 16800 5000 48 53 82 1.5 636
6809ZZ

45

58 7 0.3 4330 3770 8000 47 47.5 56 0.3 42
6909ZZ 68 12 0.6 9870 7560 7000 49 50 64 0.6 148
6009ZZ 75 16 1 14630 10640 6000 50 53.5 70

1
241

6209ZZ 85 19 1.1 22050 14280
5000

51.5 55.5 78.5 420
6309ZZ 100 25 1.5 37100 22400 53 61.5 92 1.5 829
6810ZZ

50

65 7 0.3 4620 4260 7000 52 52.5 63 0.3 65
6910ZZ 72 12 0.6 10150 8190

6000
54 55 68 0.6 145

6010ZZ 80 16
1

15260 11620 55 57.5 75
1

261
6210ZZ 90 20 24500 16240 5000 56.5 60 83.5 459
6310ZZ 110 27 2 43400 26600 4000 59 68 101 2 1060
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Part Number (1Type · 2No.)
C-E6000ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: C-EFL684ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

44 THB

69%
Save Up to
vs Standard Type

1 day

Shipping
from

653
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Flanged Small Ball Bearings

ESome models have no stamp due to product size restrictions.

C

D
1

D
s

R

r

r

dD

B (Installation Diagram)

Part Number I.D. 
d

O.D. 
D

Width
B D1 C r

(min.)
EKey points of Economy series

Basic Load Rating
Allowable Rotational 

Speed rpm 
(Reference)

Relative 
Dimensions

Mass 
(g) 

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds(min.) R(max.)

C-EFL

673ZZ

3

6 2.5 7.2 0.6 0.1 146 52 44000 3.6 0.08 0.33
683ZZ 7 3 8.1 0.8 273 91 3.9 0.1 0.53
693ZZ 8 4 9.5 0.9

0.15
392 125 42000

4.2 0.15
0.97

603ZZ 9 5 10.5 1 399 131 39000 1.63
623ZZ 10 4 11.5 441 153 35000 1.86
674ZZ

4

7 2.5 8.2 0.6 0.1 155 62 42000 4.6 0.08 0.35
684ZZ 9

4
10.3

1
448 157 39000 5 0.1 1.14

694ZZ 11 12.5 0.15 501 193 34000 5.2 0.15 1.96
604ZZ 12 13.5 0.2 670 242

5.6 0.2 2.53
624ZZ 13 5 15 910 340 28000 3.53
675ZZ

5

8 2.5 9.2 0.6 0.1 152 64 37000 0.08 0.41
685ZZ 11 5 12.5

1
0.15 501 197 32000 6.2 0.15 2.18

695ZZ 13 4 15 0.2 756 301 30000 6.6 0.2 2.84
605ZZ 14 5 16 931 354 28000 3.85
625ZZ 16 18 0.3 1210 469 25000 7.7 0.3 5.3
676ZZ

6

10 3 11.2 0.6 0.1 326 137 32000 6.6 0.1 0.77
686ZZ 13 5 15 1.1 0.15 756 308 28000 7 0.15 3.04
696ZZ 15 17 1.2 0.2 945 371 7.6 0.2 4.26
606ZZ 17 6 19 0.3 1533 585 27000 8 0.3 6.61
626ZZ 19 22 1.5 1635 620 22000 9.09
678ZZ

8
12 3.5 13.6 0.8 0.1 361 176 28000 8.8 0.1 1.15

688ZZ 16 5 18 1.1 0.2 1127 497 25000 9.6 0.2 4.47
698ZZ 19 6 22 1.5 0.3 1393 606 10 0.3 8.3
608ZZ 22 7 25 2345 980 24000 13

Ekgf=N×0.101972

Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-EFL small bearing

I.D. d 
(mm)

Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Less than 10 5 10 7 15

Key points of Economy series products confirmation

Part Number (1Type · 2No.)
C-EFL684ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: C-EFL6700ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

64 THB

77%
Save Up to
vs Standard Type

1 day

Shipping
from

654

7
Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

Ball Bearings Flanged

Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

ESome models have no stamp due to product size restrictions.

Ekgf=N×0.101972

Part Number I.D. 
d

O.D. 
D

Width
B D1 C r

(min.)
EKey points of Economy series

Basic Load Rating
Allowable Rotational 

Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds(min.) R(max.)

C-EFL

6700ZZ
10

15 4 16.5 0.8 0.15 599 305 15000 10.3 0.15 2.1
6800ZZ 19 5 21 1

0.3
1201 588 24000 12

0.3
6.1

6900ZZ 22 6 25 1.5 1887 891 22000 13.2 11.1
6701ZZ

12
18 4 19.5 0.8 0.2 648 371 13000 12.4 0.2 3.4

6801ZZ 21 5 23 1.1
0.3

1341 729 22000
14

0.3

7.1
6901ZZ

24
6 26.5 1.5 2020 1026 21000 13.2

6802ZZ
15

5 26 1.1
0.3

1451 877 20000
17

8.3
6902ZZ 28 7 30.5 1.5 3025 1581 18000 19.9
6703ZZ

17
23 4 24.5 0.8 0.2 700 461 9500 17.4 0.2 4.4

6803ZZ 26 5 28 1.1
0.3

1563 1019 18000
19

0.3

8.9
6903ZZ 30

7
32.5

1.5
3212 1796 17000 21.4

6804ZZ
20

32 35
0.3

2811 1723 15000
22

19.8
6904ZZ

37
9

40
2 4467 2577

13000
42.8

6805ZZ
25

7 1.5
0.3

3012 2052
27

26.1
6905ZZ 42 9 45 2 4901 3178 11000 50.2

(Installation Diagram)
C

D
1

D
s

r

r R

dD

B

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-EFL bearing flanged

I.D. d 
(mm)

Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24 5 20 8 2524~30

Key points of Economy series products confirmation

Part Number (1Type · 2No.)
C-EFL6700ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: C-E698DDU

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

43 THB

51%
Save Up to
vs Standard Type

1 day

Shipping
from

655
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Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating

Allowable 
Rotational 
Speed rpm 
(Reference)

Relative 
Dimensions Mass

(g)
(Reference)1Type 2No. Cr (Dynamic)

N
Cor (Static)

N
Ds

(min.)
dh

(max.)
R

(max.)

C-E

693DDU
3

8

4

0.15
558 180 30000

4.2
6.8

0.15

1

623DDU 10 631 219
25000

8.8

2684DDU

4

9

0.2

641 227 4.6 8.4

694DDU 11
957 350 24000

5.2 9.8

604DDU 12
5.6

10.4

0.2

3

624DDU 13

5

1301 488
20000

11.4 4

634DDU 16 1340 523 8 13 6

685DDU

5

11 716 282 29000 5.8 10.2 0.1 2

695DDU 13 4 1077 432 28000
6.6

11.4
0.2

3

605DDU 14
5

1329 507 27000 12.4 5

625DDU 16 0.3 1729 675 22000 7 14 0.3 6

ESome models have no stamp due to product size restrictions.

Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

Small Ball Bearings Rubber Sealed

(Installation Diagram)

D
sdh

r

r R

R

B

dD

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-E small bearing



656

7
Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Less than 10 5 10 7 15

Key points of Economy series products confirmation

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating

Allowable 
Rotational 
Speed rpm 
(Reference)

Relative 
Dimensions Mass

(g)
(Reference)1Type 2No. Cr (Dynamic)

N
Cor (Static)

N
Ds

(min.)
dh

(max.)
R

(max.)

C-E

635DDU 5 19 6

0.2

2336 896 21000 7.4 16.6 0.3 8

686DDU

6

13
5

1082 442 27000 6.8 11.2 0.2 4

696DDU 15 1340 523 25000 7.6 13.4

0.3

7
606DDU 17

6
2263 846 24000

8
15

626DDU 19
0.3

2336 896 21000 17 8

636DDU 22 7 3333 1423 20000 10.5 20 5

687DDU

7

14
5

0.2

1173 513 24000 7.8 13.2 0.2 4

697DDU 17 1605 719 20000
9

15

0.3

6

607DDU 19 6 2336 896 22000 17 8

627DDU 22 7 0.3 3287 1379

20000
9.4

19.6 14

688DDU

8

16 5
0.2

1252 592 14.6 0.2 4

698DDU 19 6 2237 917

10

17

0.3

8

608DDU 22 7

0.3

3293 1379 17000 20 14

628DDU 24 8 3333 1423

14000

22 18

638DDU 28 9 4563 1983 12 23 31

689DDU

9

17 5 1327 668 10.4 15.6 0.2 5

699DDU 20 6 1720 840
11

18

0.3

8

609DDU 24 7 3356 1444 22 16

629DDU 26 8 4575 1983 11.4 23.6 22

Ekgf=N×0.101972

Part Number (1Type · 2No.)
C-E698DDU

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: C-E6000DDU

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

34 THB

51%
Save Up to
vs Standard Type

1 day

Shipping
from

657
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Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh
(max.)

R
(max.)(min.) (max.)

C-E

6800DDU

10

19 5
0.3

1716 840 17000
12

12 17
0.3

6
6900DDU 22 6 2695 1273

15000 12.5
20 10

6000DDU 26 8 4550 1970 24 18
6200DDU 30 9

0.6
5100 2390 13000

14

16 26
0.6

32
6300DDU 35 11 8100 3450 12000 16.5 31 52
6801DDU

12

21 5
0.3

1915 1041
14000

14 19
0.3

7
6901DDU 24 6 2886 1466 14.5 22 10
6001DDU 28 8 5100 2370 13000 15.5 26 22
6201DDU 32 10 0.6 6800 3050 12000 16 17 28 0.6 37
6301DDU 37 12 1 9700 4200 11000

17

18 32 1 60
6802DDU

15

24 5
0.3

2073 1253
12000 17

22
0.3

9
6902DDU 28 7 4321 2259 26 15
6002DDU 32 9 5600 2830 11000 19 30 31
6202DDU 35 11 0.6 7650 3750 10000 19 20.5 31 0.6 45
6302DDU 42 13 1 11400 5450 9000 20 22.5 37 1 83
6803DDU

17

26 5
0.3

2233 1456
11000

19
19 24

0.3
9

6903DDU 30 7 4588 2565 19.5 28 10
6003DDU 35 10 6000 3250 9000 21.5 33 41
6203DDU 40 12 0.6 9550 4800

8000
21 23.5 36 0.6 67

6303DDU 47 14 1 13600 6650
22

25.5 42 1 113
6804DDU

20

32 7
0.3

4015 2462 9000 22 30
0.3

18
6904DDU 37 9 6381 3682

8000
24 35 40

6004DDU 42 12 0.6 9400 5000 24 25.5 38 0.6 68
6204DDU 47 14 1 12800 6600 25 26.5 42 1 107

ESome models have no stamp due to product size restrictions.

Ball Bearings Rubber Sealed

(Installation Diagram)

D
sdh

r

r R

R

B

D d

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-E ball bearing



I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24

5 20 8 25
24~30

Key points of Economy series products confirmation

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB

658

7
Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh
(max.)

R
(max.)(min.) (max.)

C-E

6304DDU 20 52 15 1.1 15900 7900

7000

26.5 28 45.5 1 145
6805DDU

25

37 7
0.3

4303 2932
27

27 35
0.3

24
6905DDU 42 9 7001 4540 28.5 40 47
6005DDU 47 12 0.6 10100 5850 29 30 43 0.6 79
6205DDU 52 15 1 14000 7850

6000

30 32 47
1

129
6305DDU 62 17 1.1 20600 11200 31.5 36 55.5 235
6806DDU

30

42 7
0.3

4538 3402
32

32 40
0.3

27
6906DDU 47 9 7242 5003 34 45 53
6006DDU 55 13

1
13200 8300

35
36.5 50

1
116

6206DDU 62 16 19500 11300

5000

38.5 57 199
6306DDU 72 19 1.1 26700 15000

37
40 65 345

6807DDU

35

47 7 0.3 4729 3821 38 45 0.3 32
6907DDU 55 10 0.6 10900 7818 39 39 51 0.6 88
6007DDU 62 14 1 16000 10300 40 41.5 57

1
151

6207DDU 72 17 1.1 25700 15300
4000

41.5 44.5 65.5 284
6307DDU 80 21 1.5 33500 19200 43 47 72 1.5 464
6808DDU

40

52 7 0.3 4923 4178 5000 42 43 50 0.3 35
6908DDU 62 12 0.6 13678 9968

4000

44 46 58 0.6 132
6008DDU 68 15 1 16800 11500 45 47.5 63

1
190

6208DDU 80 18 1.1 29100 17900 46.5 50.5 73.5 366
6308DDU 90 23 1.5 40500 24000 49 53 81 1.5 636
6809DDU

45

58 7 0.3 6187 5381 47 47.5 56 0.3 42
6909DDU 68 12 0.6 14100 10830 49 50 64 0.6 148
6009DDU 75 16 1 20900 15200 50 53.5 70

1
241

6209DDU 85 19 1.1 31500 20400 51.5 55.5 78.5 420
6309DDU 100 25 1.5 53000 32000 3000 54 58 91 1.5 829
6810DDU

50

65 7 0.3 6610 6090
4000

52 52.5 63 0.3 65
6910DDU 72 12 0.6 14540 11710 54 55 68 0.6 145
6010DDU 80 16

1
21800 16600

3000
55 58.5 75

1
261

6210DDU 90 20 35000 23200 56.5 60 83.5 459
6310DDU 110 27 2 62000 38500 61 64 99 2 1060

Ekgf=N×0.101972

Part Number (1Type · 2No.)
C-E6000DDU

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example



Representative model: C-E6000

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

29 THB

51%
Save Up to
vs Standard Type

1 day

Shipping
from

659
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Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)
1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh

(max.)
R

(max.)(min.) (max.)

C-E

6800

10

19 5
0.3

1716 840 24000
12

12.5 17
0.3

6
6900 22 6 2695 1273 22000 13 20 10
6000 26 8 4550 1970 21000 13.5 24 18
6200 30 9 0.6 5100 2390 17000 14 16 26 0.6 32
6701

12

18 4 0.2 926 530 13000 12.4 13.86 16.7 0.2 4
6801 21 5

0.3
1915 1041 22000

14
14.5 19

0.3
7

6901 24 6 2886 1466 21000 15 22 10
6001 28 8 5100 2370 20000 16 26 22
6201 32 10 0.6 6800 3050 15000 16 17 28 0.6 37
6702

15

21 4 0.2 937 582 11000 15.4 16.86 19.7 0.2 4
6802 24 5

0.3
2073 1253 20000

17
17.5

22
0.3

9
6902 28 7 4321 2259 18000 26 15
6002 32 9 5600 2830

17000
19 30 31

6202 35 11 0.6 7650 3750 19 20 31 0.6 45
6703

17

23 4

0.3

1000 658
18000

18 18.5 22

0.3

5
6803 26 5 2233 1456

19
19.5 24 9

6903 30 7 4588 2565 17000 20 28 10
6003 35 10 6000 3250 15000 21 33 41
6203 40 12 0.6 9550 4800 12000 21 23 36 0.6 67
6704

20

27 4
0.3

1402 729 8500 20.4 22.36 25.5
0.3

6
6804 32 7 4015 2462 15000

22
22.5 30 18

6904 37 9 6381 3682
13000

24 35 40
6004 42 12 0.6 9400 5000 24 26 38 0.6 68
6204 47 14 1 12800 6600 11000 25 28 42 1 107
6705 25 32 4 0.3 1091 838 8500 26 27 31 0.3 8

ESome models have no stamp due to product size restrictions.

Ball Bearings Open Type

dh D
s

B

D d

r

r
R

R

(Installation Diagram)

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-E ball bearing



I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Less than 10 5 10 7 15

Key points of Economy series products confirmation

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB
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Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh
(max.)

R
(max.)(min.) (max.)

C-E

6805

25

37 7
0.3

4303 2932 13000
27

28 35
0.3

24
6905 42 9 7001 4540

11000
29 40 47

6005 47 12 0.6 10100 5850 29 30.5 43 0.6 79
6205 52 15 1 14000 7850 9000 30

32
47 1 129

6706

30

37 4
0.3

1143 947 8500 31 35.5
0.3

9
6806 42 7 4538 3402 11000

32
33 40 27

6906 47 9 7242 5003 10000 34 45 53
6006 55 13

1
13200 8300 9000

35
37 50

1
116

6206 62 16 19500 11300 8000 39 57 199
6707

35

44 5
0.3

1866 1635 8500
37 38

42
0.3

15
6807 47 7 4729 3821 10000 45 32
6907 55 10 0.6 10900 7818

8000
39 40 51 0.6 88

6007 62 14 1 16000 10300 40 42 57
1

151
6207 72 17 1.1 25700 15300 7000 41.5 45 65.6 284
6708

40

50 6
0.3

2516 2233
8000

42 43
48

0.3
23

6808 52 7 4923 4178 50 35
6908 62 12 0.6 13678 9968 44 45 58 0.6 132
6008 68 15 1 16800 11500 7000 45 47 63

1
190

6208 80 18 1.1 29100 17900 6000 46.5 51 73.5 366
6709

45

55 6
0.3

2580 2397
8000 47

48 53
0.3

25
6809 58 7 6187 5381 47.5 56 42
6909 68 12 0.6 14100 10830 7000 49 50 64 0.6 148
6009 75 16 1 20900 15200 6000 50.8 52 69.2 1 241
6209 85 19 1.1 31500 20400 5000

52
54 78 1.1 420

6810

50

65 7 0.3 6610 6090 7000 52.5 63 0.3 65
6910 72 12 0.6 14540 11710

6000
54 55 68 0.6 145

6010 80 16 1 21800 16600 55 57.5 75
1

261
6210 90 20 1.1 35000 23200 5000 56.5 60 83.5 459

Ekgf=N×0.101972
EC-E6008, C-E6010, C-E6208, C-E6210, and C-E6908 are currently not available for sale.

Part Number (1Type · 2No.)
C-E6000

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example



Representative model: C-E6000ZZC3

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

34 THB

54%
Save Up to
vs Standard Type

1 day

Shipping
from
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P.691 Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh
(max.)

R
(max.)(min.) (max.)

C-E

6000ZZC3

10

26 8 0.3 4550 1970 20000 12 13 24 0.3 18

6200ZZC3 30 9
0.6

5100 2390 17000

14

16 26
0.6

32

6300ZZC3 35 11 8100 3450 15000 16.5 31 52

6001ZZC3

12

28 8 0.3 5100 2370 20000 15.5 26 0.3 22

6201ZZC3 32 10 0.6 6800 3050 15000 16 17 28 0.6 37

6301ZZC3 37 12 1 9700 4200 14000
17

18 32 1 60

6002ZZC3

15

32 9 0.3 5600 2830 17000 19 30 0.3 31

6202ZZC3 35 11 0.6 7650 3750 14000 19 20.5 31 0.6 45

6302ZZC3 42 13 1 11400 5450 12000 20 22.5 37 1 83

6003ZZC3

17

35 10 0.3 6000 3250 15000 19 21.5 33 0.3 41

6203ZZC3 40 12 0.6 9550 4800 12000 21 23.5 36 0.6 67

6303ZZC3 47 14 1 13600 6650 11000 22 25.5 42 1 113

Material Bearing accuracy Operating Temperature Vibration level
Equivalent to 

SUJ2
GB 307 P0 

JIS B 1514 Class 0 -20 to +110°C Z1 or higher

Ball Bearings C3 Clearance

ESome models have no stamp due to product size restrictions.

D
s

Radial Clearance

dh

r

r R

R

B

D d

(Installation Diagram)

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-E bearing c3



I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24

5 20 8 25
24~30

Key points of Economy series products confirmation

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds dh
(max.)

R
(max.)(min.) (max.)

C-E

6004ZZC3

20

42 12 0.6 9400 5000 13000 24 25.5 38 0.6 68

6204ZZC3 47 14 1 12800 6600 11000 25 26.5 42
1

107

6304ZZC3 52 15 1.1 15900 7900 10000 26.5 28 45.5 145

6005ZZC3

25

47 12 0.6 10100 5850 11000 29 30 43 0.6 79

6205ZZC3 52 15 1 14000 7850 9000 30 32 47

1

129

6305ZZC3 62 17 1.1 20600 11200 8000 31.5 36 55.5 235

6006ZZC3

30

55 13
1

13200 8300 9000
35

36.5 50 116

6206ZZC3 62 16 19500 11300 8000 38.5 57 199

6306ZZC3 72 19 1.1 26700 15000 7000 36.5 42.5 65.5 345

6007ZZC3

35

62 14 1 16000 10300 8000 40 41.5 57 151

6207ZZC3 72 17 1.1 25700 15300 7000 41.5 44.5 65.5 284

6307ZZC3 80 21 1.5 33500 19200 6000 43 47 72 1.5 464

6008ZZC3

40

68 15 1 16800 11500 7000 45 47.5 63 1 190

6208ZZC3 80 18 1.1 29100 17900 6000 46.5 50.5 73.5 1 366

6308ZZC3 90 23 1.5 40500 24000 5000 48 53 82 1.5 636

6009ZZC3

45

75 16 1 20900 15200 6000 50 53.5 70
1

241

6209ZZC3 85 19 1.1 31500 20400
5000

51.5 55.5 78.5 420

6309ZZC3 100 25 1.5 53000 32000 53 61.5 92 1.5 829

6010ZZC3

50

80 16 1 21800 16600 6000 55 58.5 75
1

261

6210ZZC3 90 20 1.1 35000 23200 5000 56.5 60 83.5 459

6310ZZC3 110 27 2 62000 38500 4000 59 68 101 2 1060

Ekgf=N×0.101972

662

7
Bearings / 

Bearings W
ith Housings
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P.647Bearings W
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Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

Part Number (1Type · 2No.)
C-E6000ZZC3

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: C-SE685ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

41 THB

60%
Save Up to
vs Standard Type

1 day

Shipping
from

663
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Product dimensional drawing and installation schematic diagram of double shielded single row deep groove ball bearing
ESome models have no stamp due to product size restrictions.

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating

Allowable 
Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds
(min.)

dh
(max.)

R
(max.)

C-SE

682ZZ

2

5 2.3 0.08 85 24 33600 2.7 3.9 0.08 0.17

692ZZ 6 3
0.15

167 47 29600 3 4.8
0.15

0.38

602ZZ 7 3.5 195 60 24000 3.2 5.8 0.58

682AZZ
2.5

6 2.6 0.08 105 35 33600 3.7 4.9 0.08 0.29

692AZZ 7 3.5 0.15 195 60 29600 3.85 5.65 0.15 0.55

673ZZ

3

6 2.5
0.1

106 35 24000 3.6 5.4 0.08 0.2

683ZZ 7 3 196 61 24800 3.9 5.8 0.1 0.45

693ZZ 8 4

0.15

282 86 24000

4.2

6.8

0.15

0.83

603ZZ 9 5 288 89 22400 7.8 1.45

623ZZ 10 4 319 104 20000 8.8 1.66

633ZZ 13 5 0.2 657 230 16000
4.6
5

11.4 0.2 3.33

674ZZ

4

7 2.5
0.1

129 51
20800

6.4 0.08 0.28

684ZZ 9
4

324 106 7.8 0.1 1.01

694ZZ 11 0.15 360 131 19200 5.2 9.8 0.15 1.75

Material Bearing accuracy Vibration level
Stainless steel 

Equivalent to SUS440C
GB 307 P0 

JIS B 1514 Class 0 Z1 or higher

Small Ball Bearings Stainless Steel

dh D
s

r

r R

R

B

D d
(Installation Diagram)

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-SE small bearing



I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24

5 20 8 25
24~30

Key points of Economy series products confirmation

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB
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P.681Bearing Shaft 
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s

P.689

Pivot Pins

P.691

Part Number
I.D. 
d

O.D. 
D

Width
B

r
(min.)

EKey points of Economy series
Basic Load Rating

Allowable 
Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)1Type 2No. Cr (Dynamic) N Cor (Static) N Ds
(min.)

dh
(max.)

R
(max.)

C-SE

604ZZ

4

12 4
0.2

484 164 19200
5.6

10.4
0.2

2.29

624ZZ 13
5

657 230 16000 11.4 3.04

634ZZ 16 0.3 677 248 14400 6 14 0.3 5.21

675ZZ

5

8 2.5 0.1 104 43
17600

5.8 7.4 0.1 0.34

685ZZ 11 5 0.15 360 133 6.2 9.8

0.2

1.96

695ZZ 13 4
0.2

545 205 16800
6.6

11.4 2.5

605ZZ 14
5

657 240 16000 12.4 3.48

625ZZ 16
0.3

875 319 14400
7

14
0.3

4.86

635ZZ 19 6 1182 421 12800 17 8.34

676ZZ

6

10 3 0.1 235 104

16000

7.04 9.3 0.1 0.68

686ZZ 13
5

0.15 547 209 7 11.8
0.2

2.69

696ZZ 15 0.2 677 249 7.6 13.4 3.72

606ZZ 17
6

0.3

1142 397 15200

8

15

0.3

6.08

626ZZ 19 1182 422 12800 17 7.94

636ZZ 22 7 1686 677 12000 20 14.5

678ZZ

8

12 3.5 0.1 258 130

14400

9.05 11.33 0.1 0.97

688ZZ 16 5 0.2 814 338 9.6 14.4 0.2 4.02

698ZZ 19 6

0.3

1131 434

10

17

0.3

7.18

608ZZ 22 7 1665 656 13600 20 12

628ZZ 24 8 1686 677 11200 22 17

638ZZ 28 9 2308 944 10400 26 30.3

Ekgf=N×0.101972

Part Number (1Type · 2No.)
C-SE685ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example



Representative model: C-SE6000ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

49 THB

69%
Save Up to
vs Standard Type

1 day

Shipping
from

665
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Part Number I.D. 

d
O.D. 

D
Width

B
r

(min.)

Basic Rated Load Allowable 
Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)
Cr 

(Dynamic) 
N

Cor 
(Static) 

N
Ds dh

(max.)
R

(max.)1Type 2No. (min.) (max.)

C-SE

6700ZZ

10

15 4 0.2 408 204 12800 10.4 11.21 14.2 0.2 2
6800ZZ 19 5

0.3
867 400 13600

12
12.5 17

0.3
5

6900ZZ 22 6 1360 604 12800 13 20 9
6000ZZ 26 8 2304 944 12000 13.5 24 19
6200ZZ 30 9

0.6
2593 1139 9600

14
16 26

0.6
32

6300ZZ 35 11 4089 1641 8800 16.5 31 52
6701ZZ

12

18 4 0.2 434 247 10400 12.4 13.86 16.7 0.2 3
6801ZZ 21 5

0.3
969 493 12800

14
14.5 19

0.3
6

6901ZZ 24 6 1462 706 12000 15 22 11
6001ZZ 28 8 2593 1139 11200 16 26 21
6201ZZ 32 10 0.6 3443 1454 8800 16 17 28 0.6 37
6301ZZ 37 12 1 4905 1998 8000 17 18 32 1 60
6702ZZ

15

21 4 0.2 442 272 4000 15.4 16.86 19.7 0.2 4
6802ZZ 24 5

0.3
1046 595 11200

17
17.5

22
0.3

7
6902ZZ 28 7 2185 1080 10400 26 16
6002ZZ 32 9 2831 1352 9600 19 30 30
6202ZZ 35 11 0.6 3868 1760 8000 19 20 31 0.6 45
6302ZZ 42 13 1 5780 2601 6400 20 22.5 37 1 83
6703ZZ

17

23 4 0.2 476 306 4000 17.4 18.86 21.1 0.2 4
6803ZZ 26 5

0.3
1131 689 10400

19
19.5 24

0.3
8

6903ZZ 30 7 2321 1224 9600 20 28 18
6003ZZ 35 10 3026 1564 8800 21 33 39
6203ZZ 40 12 0.6 4837 2295 6400 21 23 36 0.6 66
6303ZZ 47 14 1 6843 3171 5600 22 25.5 42 1 113

Product dimensional drawing and installation schematic diagram of stainless steel double shielded ball bearing
ESome models have no stamp due to product size restrictions.

Material Bearing accuracy Vibration level
Stainless steel 

Equivalent to SUS420
GB 307 P0 

JIS B 1514 Class 0 Z1 or higher

Ball Bearings Stainless Steel

D
sdh

r

r R

R

B

D d
(Installation Diagram)

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-SE ball bearing



666

7
Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts
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Screw

s

P.689

Pivot Pins

P.691

Part Number I.D. 
d

O.D. 
D

Width
B

r
(min.)

Basic Rated Load Allowable 
Rotational 
Speed rpm 
(Reference)

Relative Dimensions Mass
(g)

(Reference)
Cr (Dynamic) 

N
Cor (Static) 

N
Ds dh

(max.)
R

(max.)1Type 2No. (min.) (max.)

C-SE

6704ZZ

20

27 4 0.2 663 340 3200 20.4 22.36 25.5 0.2 6
6804ZZ 32 7

0.3
2032 1173 8000

22
22.5 30

0.3
19

6904ZZ 37 9 3222 1760 7200 24 35 36
6004ZZ 42 12 0.6 4752 2380 6400 24 26 38 0.6 69
6204ZZ 47 14 1 6477 3145

5600
25

28
42

1
106

6304ZZ 52 15 1.1 8024 3757 26.5 45.5 145
6805ZZ

25

37 7
0.3

2176 1403 7200
27

35
0.3

22
6905ZZ 42 9 3332 2159 6400 29 40 42
6005ZZ 47 12 0.6

5109 2788
5600 29 30.5 43 0.6 80

6205ZZ 52 15 1 4800 30 32 47
1

128
6305ZZ 62 17 1.1 4000 31.5 36 55.5 235
6806ZZ

30

42 7
0.3

3857 2892
5600 32

33 40
0.3

27
6906ZZ 47 9 10404 5389 34 45 48
6006ZZ 55 13

1
11220 7055 4800

35
37 50

1
116

6206ZZ 62 16 9877 5381 4000 39 57 199
6306ZZ 72 19 22695 12750 3200 36.5 42.5 65.5 345
6807ZZ

35

47 7 0.3 4020 3248
4800

37 38 45 0.3 32
6907ZZ 55 10 0.6 9265 6645 39 40 51 0.6 88
6007ZZ 62 14

1
13600 8755 4000 40 42 57

1
151

6207ZZ 72 17 21845 13005
3200

41.5 45 65.5 284
6307ZZ 80 21 1.5 28475 16320 43 47 72 1.5 464
6808ZZ

40

52 7 0.3 4185 3551 4800 42 43 50 0.3 35
6908ZZ 62 12 0.6 11626 8473

4000
44 45 58 0.6 132

6008ZZ 68 15
1

14280 9775 45 47 63
1

190
6208ZZ 80 18 24735 15215 3200 46.5 51 73.5 366
6308ZZ 90 23 1.5 34425 20400 2400 48 53 82 1.5 636
6809ZZ

45

58 7 0.3 5259 4574 4000 47 47.5 56 0.3 42
6909ZZ 68 12 0.6 11985 9206

3200
49 50 64 0.6 148

6009ZZ 75 16
1

17765 12920 50 53.5 70
1

241
6209ZZ 85 19 26775 17340

2400
51.5 55.5 78.5 420

6309ZZ 100 25 1.5 45050 27200 53 61.5 92 1.5 829
6810ZZ

50

65 7 0.3 5619 5177
3200

52 52.5 63 0.3 65
6910ZZ 72 12 0.6 12359 9954 54 55 68 0.6 145
6010ZZ 80 16

1
18530 14110 55 57.5 75

1
261

6210ZZ 90 20 29750 19720
2400

56.5 60 83.5 459
6310ZZ 110 27 2 52700 32725 59 68 101 2 1060

I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24

5 20 8 25
24~30

Key points of Economy series products confirmation

Part Number (1Type · 2No.)
C-SE6000ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: C-SEFL685ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

57 THB

50%
Save Up to
vs Standard Type

1 day

Shipping
from

667

7
Be

ar
in

gs
 / 

Be
ar

in
gs

 W
ith

 H
ou

sin
gs

B
ea

rin
gs

P.647

Be
ar

in
gs

 W
ith

 
Ho

us
in

gs

P.679

Lo
ck

 N
ut

s

P.681

Be
ar

in
g 

Sh
af

t 
Sc

re
w

s

P.689

Pi
vo

t P
in

s

P.691

Part Number
I.D. 
d

O.D. 
D

Width
B D1 C r

(min.)

EKey points of Economy series
Basic Load Rating

Allowable 
Rotational 
Speed rpm
(Reference)

Relative 
Dimensions Mass

(g)
(Reference)1Type 2No. Cr (Dynamic) 

N Cor (Static) N Ds
(min.)

R
(max.)

C-SEFL

682ZZ

2

5 2.3 6.1 0.6 0.08 85 24 33600 2.7 0.08 0.22

692ZZ 6 3 7.5 0.8
0.15

167 47 29600 3
0.15

0.48

602ZZ 7 3.5 8.5 0.9 196 60 24000 3.2 0.71

682AZZ
2.5

6 2.6 7.1 0.8 0.08 106 35 33600 3.7 0.08 0.36

692AZZ 7 3.5 8.5 0.9 0.15 196 60 29600 3.85 0.15 0.68

673ZZ

3

6 2.5 7.2 0.6
0.1

105 35 24000 3.6 0.08 0.33

683ZZ 7 3 8.1 0.8 197 62 24800 3.9 0.1 0.53

693ZZ 8 4 9.5 0.9

0.15

282 86 24000

4.2 0.15

0.97

603ZZ 9 5 10.5
1

289 90 22400 1.63

623ZZ 10 4 11.5 319 105 20000 1.86

674ZZ

4

7 2.5 8.2 0.6
0.1

129 51
20800

4.6 0.08 0.35

684ZZ 9

4

10.3

1

324 106 5 0.1 1.14

694ZZ 11 12.5 0.15 325 108
19200

5.2 0.15 1.96

604ZZ 12 13.5
0.2

484 164
5.6 0.2

2.53

624ZZ 13 5 15 658 231 16000 3.53

Product dimensional drawing and installation schematic diagram of stainless steel double shielded ball bearing
ESome models have no stamp due to product size restrictions.

Material Bearing accuracy Vibration level
Stainless steel 

Equivalent to SUS440C
GB 307 P0 

JIS B 1514 Class 0 Z1 or higher

Flanged Small Ball Bearings Stainless Steel

C

D
1

D
s

r

r R

B

D d

(Installation Diagram)

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-SEFL sus bearing 
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Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

Part Number
I.D. 
d

O.D. 
D

Width
B D1 C r

(min.)

EKey points of Economy series
Basic Load Rating

Allowable 
Rotational 
Speed rpm
(Reference)

Relative 
Dimensions Mass

(g)
(Reference)1Type 2No. Cr (Dynamic) 

N Cor (Static) N Ds
(min.)

R
(max.)

C-SEFL

675ZZ

5

8 2.5 9.2 0.6 0.08 111 43
17600

5.6 0.08 0.41

685ZZ 11 5 12.5

1

0.15 361 134 6.2 0.15 2.18

695ZZ 13 4 15
0.2

545 205 16800
6.6 0.2

2.84

605ZZ 14
5

16 658 241 16000 3.85

625ZZ 16 18 0.3 874 319 14400 7.7 0.3 5.3

676ZZ

6

10 3 11.2 0.6 0.1 251 104

16000

6.6 0.1 0.77

686ZZ 13
5

15 1.1 0.15 547 209 7 0.15 3.04

696ZZ 15 17
1.2

0.2 677 249 7.6 0.2 4.26

606ZZ 17
6

19
0.3

1143 398 15200
8 0.3

6.61

626ZZ 19 22 1.5 1182 422 12800 9.09

678ZZ

8

12 3.5 13.6 0.8 0.1 275 130

14400

8.8 0.1 1.15

688ZZ 16 5 18 1.1 0.2 814 338 9.6 0.2 4.47

698ZZ 19 6 22
1.5 0.3

1131 434
10 0.3

8.3

608ZZ 22 7 25 1665 656 13600 13

I.D. d (mm) Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24 5 20 8 2524~30

Key points of Economy series products confirmation

Part Number (1Type · 2No.)
C-SEFL685ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: C-SEFL6900ZZ

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

91 THB

72%
Save Up to
vs Standard Type

1 day

Shipping
from

669
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I.D. d 
(mm)

Clearance of MISUMI Standard Product ( m) Clearance of Economy series products ( m)
Min. Max. Min. Max.

Only 10 2 13 4 18
10~18 3 18 6 23
18~24

5 20 8 25
24~30

Key points of Economy series products confirmation

Part Number
I.D. 
d

O.D. 
D

Width
B D1 C r

(min.)

EKey points of Economy series
Basic Load Rating Allowable 

Rotational 
Speed rpm 
(Reference)

Relative 
Dimensions Mass

(g)
(Reference)1Type 2No. Cr (Dynamic) 

N Cor (Static) N Ds
(min.)

R
(max.)

C-SEFL

6700ZZ
10

15 4 16.5 0.8 0.15 407 207 12800 10.3 0.15 2.1
6800ZZ 19 5 21 1

0.3
868 400 13600 12

0.3
6.1

6900ZZ 22 6 25 1.5 1283 606 12800 13.2 11.1
6701ZZ

12
18 4 19.5 0.8 0.2 468 252 10400 12.4 0.2 3.4

6901ZZ 24 6 26.5 1.5 0.3 1459 698 12000 14 0.3 13.2
6702ZZ

15
21 4 22.5 0.8 0.2 473 277 4000 15.4 0.2 3.9

6802ZZ 24 5 26 1.1
0.3

1048 596 11200
17

0.3
8.3

6902ZZ 28
7

30.5
1.5

2185 1075 10400 12
6903ZZ 17 30 32.5 3910 2210 9600 19 14

Ekgf=N×0.101972

Product dimensional drawing and installation schematic diagram of stainless steel double shielded ball bearing
ESome models have no stamp due to product size restrictions.

Material Bearing accuracy Vibration level
Stainless steel 

Equivalent to SUS440C JIS B 1514 Class 0 Z1 or higher

Flanged Ball Bearings Stainless Steel

B

D d
C

D
1

D
s

r

r R

(Installation Diagram)

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-SEFL sus bearing

Part Number (1Type · 2No.)
C-SEFL6900ZZ

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: E-SZV3-12

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

109 THB

55%
Save Up to
vs Standard Type

1 day

Shipping
from

670

7
Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

Part Number
3D B VD C 

Chamfering

Basic Rated Load Relative Dimensions Mass 
(g) 

(Reference)1Type 2d Cr 
(Dynamic) N

Co 
(Static) N

Ds
(min)

dh
(max)

E-SZV

3 12

4

9.06

0.25

542 186

4.5

7.5

1.3

3 14 11.06 1.9

4 12 9.06

5.5

1.2

4 14 11.06 1.8

6 16 13.06 235 650 7.5 10 2.1

*The parameters in the table are for reference only and are not guaranteed values.

Material Surface Treatment
Stainless steel 

Equivalent to SUS420 Not Provided

Guide Bearing-V Groove, Stainless Steel

90°

2-C

3
D

VD2
d

B

A

0.03 A

D
s dh

(Installation Diagram)

Part Number (1Type ·2d) - 3D
E-SZV3 - 12

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-SZV guide bearing

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: E-SZU3-12

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

104 THB

57%
Save Up to
vs Standard Type

1 day

Shipping
from

671
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Material Surface Treatment
Stainless steel 

Equivalent to SUS420 Not Provided

Part Number
3D B UD

UR 
(Groove 
Radius)

C 
Chamfering

Basic Rated Load Relative Dimensions Mass 
(g) 

(Reference)1Type 2d Cr (Dynamic) N Co (Static) N Ds
(min)

dh
(max)

E-SZU

3 12

4

10

1.15 -0.25

542 186

4.5

7.5

1.2

3 14 12 1.8

4 12 10

5.5

1.1

4 14 12 1.8

6 16 14 235 650 7.5 10 2.1

*The parameters in the table are for reference only and are not guaranteed values.

Guide Bearing-U Groove, Stainless Steel

2-C

UR

3
D

U
D

2
d

B

A

0.05 A

D
s dh

(Installation Diagram)

Part Number (1Type ·2d) - 3D
E-SZU3 - 12

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-SZU guide bearing

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: E-B7000

Volume Discount
Quantity 1~9 10~14 15~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

146 THB

30%
Save Up to
vs Standard Type

1 day

Shipping
from

672

7
Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

ESome models have no stamp due to product size restrictions.

EThe dimensions in ( ) are for reference only and shall be based on the actual dimensions of the product.

Part Number External Dimensions (mm) Basic rated load (KN) Rotational Speed Limit (rpm)
r

(min)
r1

(min)
Action 
Point

a

Relative Dimensions
Mass 
(kg)1Type 2Bearing Part 

Number I.D. d O.D. D Width B Cr Cor Grease 
Lubrication

Oil 
Lubrication Ds(min.) dh(max.) R(max.)

E-B

7000 10 26 8 5 2.35 34000 42000 0.3 0.15 9.2 12.5 23.5 0.3 0.021
7200 30 9 4.65 2.2 29000 37000 0.6 0.3 10.3 15 25 0.6 0.031
7001 12 28 8 5.4 2.75 19000 0.3 0.15 9.8 14.5 25.5 0.3 0.024
7201 32 10 7.45 3.65 27000 34000 0.6 0.3 11.4 17 27 0.6 0.038
7002 15 9 6.1 3.45 26000 32000 0.3 0.15 11.3 17.5 29.5 0.3 0.035
7202 35 11 8.1 4.25 24000 29000 0.6 0.3 12.7 20 30 0.6 0.048
7003 17 10 6.75 4.15 23000 28000 0.3 0.15 12.5 19.5 32.5 0.3 0.045
7203 40 12 10.2 5.5 21000 26000 0.6 0.3 14.2 22 35 0.6 0.07
7004 20 42 10.3 6.1 19000 24000 14.9 25 37 0.079
7204 47 14 14.5 8.4 17000 22000 1 0.6 16.7 26 41 1 0.112
7005 25 12 11.3 7.4 21000 0.6 0.3 16.4 30 42 0.6 0.091
7205 52 15 15.3 9.5 15000 19000

1 0.6
18.6 31 46

1
0.135

7006 30 55 13 14.5 10.1 14000 18000 18.8 36 49 0.133
7206 62 16 21.3 13.7 13000 16000 21.3 36 56 0.208
7007 35 14 17.5 12.6 12000 15000 (1) (0.6) (21) (41) (56) (1) 0.17
7207 72 17 28.1 18.6 11000 14000 1.1 0.6 23.9 42 65 1 0.295
7008 40 68 15 18.7 14.6 (1) (0.6) (23.1) (46) (62) (1) 0.21
7208 80 18 33.6 23.3 10000 12000

1.1 0.6 26.3 47 73 1 0.382
7009 45 75 16 22.2 17.7 (1) (0.6) (25.3) (51) (69) (1) 0.26
7209 85 19 37.7 26.6 9400 1.1 0.6 28.3 52 78 1 0.43
7010 50 80 16 23.6 20.1 9200 11000 (1) (0.6) (26.8) (56) (74) (1) 0.29
7210 90 20 39.4 41.3 8500 1.1 0.6 30.2 57 83 1 0.485
7211 55 100 21 48.7 37.1 7600 9500 (1.5) (1) (32.9) (64) (74) (1.5) 0.635
7011 90 18 31.1 26.3 8300 10000 (1.1) (0.6) (29.9) (62) (91) (1) 0.42
7212 60 110 22 58.9 45.7 6900 8600 (1.5) (1) (35.5) (69) (101) (1.5) 0.82
7012 95 18 31.9 28.1 7700 9700 (1.1) (0.6) (31.4) (67) (88) (1) 0.45
7013 65 100 33.7 31.4 7200 9000 (32.8) (72) (93) (1) 0.47
7213 120 23 67.3 54.2 6400 8000 (1.5) (1) (38.2) (74) (111) (1.5) 1.02
7014 70 110 20 42.7 39.4 6600 8300 (1.1) (0.6) (36.0) (77) (103) (1) 0.66
7214 125 24 69.8 55.6 6100 7600 (1.5) (1) (40.1) (79) (116) (1.5) 1.12
7015 75 115 20 43.6 41.7 6300 7800 (1.1) (0.6) (37.4) (82) (108) (1) 0.69
7215 130 25 79.2 65.2 5800 7200 (1.5) (1) (42.1) (84) (121) (1.5) 1.23
7016 80 125 22 53.4 50.6 (1.1) (0.6) (40.6) (87) (118) (1) 0.93
7216 140 26 85.3 71.5 5400 6700 (2) (1) (44.8) (90) (130) (2) 1.5
7017 85 130 22 54.6 53.7 5500 6800 (1.1) (0.6) (42.0) (92) (123) (1) 0.97
7217 150 28 98.6 83.6 5000 6300 (2)

(1)

(47.9) (95) (140) (2) 1.87
7018 90 140 24 65.2 63.3 5100 6400 (1.5) (45.2) (99) (131) (1.5) 1.26
7218 160 30 113 96.7 4700 5900 (2) (51.1) (100) (150) (2) 2.3
7019 95 145 24 66.6 67.1 4800 6000 (1.5) (46.6) (104) (136) (1.5) 1.32
7219 170 32 122 103 4400 5500 (2.1) (1.1) (54.2) (107) (158) (2) 2.78
7020 100 150 24 68.4 70.6 4700 5900 (1.5) (1) (48.1) (109) (141) (1.5) 1.37
7220 180 34 137 117 4100 5200 (2.1) (1.1) (57.4) (112) (168) (2) 3.32

Material Bearing accuracy Contact angle Vibration level
GCr15 (Equivalent to SUJ2) Class P5 25° V1

Angular Contact Ball Bearings Single Row

D d

B
r

r

a

r1

r1

D
sdh

R

R

(Installation Diagram)

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-B angular bearing 

Part Number (1Type · 2No.)
E-B7000

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example



Representative model: E-B7000-DB

Volume Discount
Quantity 1~3 4~5 6~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

336 THB

30%
Save Up to
vs Standard Type

1 day

Shipping
from

673
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EThe dimensions in ( ) are for reference only and shall be based on the actual dimensions of the product.

Part Number
3Double Row 
Combination

External Dimensions 
(mm)

Basic rated 
load (KN)

Rotational Speed Limit 
(rpm) r

(min)
r1

(min)

Action Point
a

Relative Dimensions
Mass 
(kg)

DB

1Type 2Bearing 
Part Number I.D. d O.D. D Width 

B Cr Cor Grease 
Lubrication

Oil 
Lubrication DB Ds

(min.)
dh

(max.)
R

(max.)
R1

(max.)

E-B

7000

DB 
(Rear)

10 26 8 8.1 4.65 27000 34000 0.3 0.15 18.4 12.5 24.8 0.3 (0.15) 0.042
7200 30 9 7.55 4.4 23000 29000 0.6 0.3 20.5 15 27.5 0.6 (0.3) 0.062
7001 12 28 8 8.8 5.45 0.3 0.15 19.5 14.5 26.8 0.3 (0.15) 0.048
7201 32 10 12.1 7.25 22000 27000 0.6 0.3 22.7 17 29.5 0.6 (0.3) 0.076
7002 15 9 9.95 6.85 20000 26000 0.3 0.15 22.6 17.5 30.8 0.3 (0.15) 0.07
7202 35 11 13.2 8.55 19000 24000 0.6 0.3 25.4 20 32.5 0.6 (0.3) 0.096
7003 17 10 10.9 8.25 18000 23000 0.3 0.15 25 19.5 33.8 0.3 (0.15) 0.09
7203 40 12 16.5 11 17000 21000 0.6 0.3 28.5 22 37.5 0.6 (0.3) 0.14
7004 20 42 16.7 12.2 15000 19000 29.9 25 39.5 0.158
7204 47 14 23.5 16.8 14000 17000 1 0.6 33.3 26 42 1 (0.6) 0.224
7005 25 12 18.3 14.8 13000 0.6 0.3 32.8 30 44.5 0.6 (0.3) 0.182
7205 52 15 24.9 19 12000 15000

1 0.6
37.2 31 47

1

(0.6)

0.27
7006 30 55 13 23.6 20.2 11000 14000 37.5 6 50 0.266
7206 62 16 34.7 27.4 10000 13000 42.6 36 57 0.416
7007 35 14 28.4 25.2 9800 12000 (1) (0.6) (42) (41) (57) (1) 0.34
7207 72 17 45.7 37.3 8800 11000 1.1 0.6 47.9 42 67 1 0.59
7008 40 68 15 30.4 29.2 8900 (1) (0.6) (46.2) (46) (63) (1) 0.42
7208 80 18 54.6 46.7 8000 10000 1.1 0.6 52.6 47 75 1 0.764
7009 45 75 16 36.2 35.4 (1) (0.6) (50.6) (51) (70) (1) 0.52
7209 85 19 61.3 53.2 7500 9400 1.1 0.6 56.5 52 80 1 0.86
7010 50 80 16 38.4 40.2 7300 9200 (1) (0.6) (53.5) (56) (75) (1) 0.58
7210 90 20 64 58.7 6800 8500 1.1 0.6 60.4 57 85 1 0.97
7011 55 18 50.5 52.5 6600 8300 (1.1) (0.6) (59.9) (62) (85) (1) 0.84
7211 100 21 79.1 74.2 6100 7600 (1.5) (1) (65.7) (64) (94) (1.5) (1) 1.27
7012 60 95 18 51.8 56.1 6200 7700 (1.1) (0.6) (62.7) (67) (90) (1) (0.6) 0.9
7212 110 22 95.7 91.5 5500 6900 (1.5) (1) (71.1) (69) (104) (1.5) (1) 1.64
7013 65 100 18 54.7 62.8 5800 7200 (1.1) (0.6) (65.5) (72) (95) (1) (0.6) 0.94
7213 120 23 109 108 5200 6400 (1.5) (1) (76.4) (74) (114) (1.5) (1) 2.04
7014 70 110 20 69.3 78.7 5300 6600 (1.1) (0.6) (72.0) (77) (105) (1) (0.6) 1.32
7214 125 24 113 111 4900 6100 (1.5) (1) (80.3) (79) (119) (1.5) (1) 2.24
7015 75 115 20 70.9 83.4 5000 6300 (1.1) (0.6) (74.8) (82) (110) (1) (0.6) 1.38
7215 130 25 129 130 4600 5800 (1.5) (1) (84.2) (84) (124) (1.5) (1) 2.46
7016 80 125 22 86.7 101 (1.1) (0.6) (81.2) (87) (120) (1) (0.6) 1.86
7216 140 26 139 143 4300 5400 (2) (1) (89.5) (90) (134) (2) (1) 3
7017 85 130 22 88.6 107 4400 5500 (1.1) (0.6) (84.1) (92) (125) (1) (0.6) 1.94
7217 150 28 160 167 4000 5000 (2)

(1)

(95.8) (95) (144) (2)

(1)

3.74
7018 90 140 24 106 127 4100 5100 (1.5) (90.4) (99) (134) (1.5) 2.52
7218 160 30 183 193 3800 4700 (2) (102.2) (100) (154) (2) 4.6
7019 95 145 24 108 134 3900 4800 (1.5) (93.3) (104) (139) (1.5) 2.64
7219 170 32 198 207 3500 4400 (2.1) (1.1) (108.5) (107) (163) (2) 5.56
7020 100 150 24 111 141 3800 4700 (1.5) (1) (96.2) (109) (144) (1.5) 2.74
7220 180 34 223 235 3300 4100 (2.1) (1.1) (114.8) (112) (173) (2) 6.64

ESome models have no stamp due to product size restrictions.

Material Bearing accuracy Contact angle Vibration level
GCr15 (Equivalent to SUJ2) Class P5 25° V1

Angular Contact Ball Bearings Double Row DB Combination

D dh D
sd

B R

R

r1
r1

r

Part Number (1Type · 2 Bearing Part Number) - 3Double Row Combination
E-B7000 - DB

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-B angular bearing 



Representative model: E-B7000-DF

Volume Discount
Quantity 1~3 4~5 6~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

389 THB

30%
Save Up to
vs Standard Type

1 day

Shipping
from

674

7
Bearings / 

Bearings W
ith Housings

B
earings

P.647Bearings W
ith 

Housings

P.679

Lock N
uts

P.681Bearing Shaft 
Screw

s

P.689

Pivot Pins

P.691

Material Bearing accuracy Contact angle Vibration level
GCr15 (Equivalent to SUJ2) Class P5 25° V1

D d

B
r

r1

EThe dimensions in ( ) are for reference only and shall be based on the actual dimensions of the product.

Part Number 3Double 
Row 

Combination

External Dimensions 
(mm)

Basic rated 
load (KN)

Rotational Speed Limit 
(rpm) r

(min)
r1

(min)

Action Point
a

Relative Dimensions
Mass 
(kg)

DF

1Type 2Bearing 
Part Number I.D. d O.D. D Width 

B Cr Cor Grease 
Lubrication

Oil 
Lubrication DF Ds

(min.)
dh

(max.)
R

(max.)
R1

(max.)

E-B

7000

DF 
(Front)

10 26 8 8.1 4.65 27000 34000 0.3 0.15 2.4 12.5 24.8 0.3 (0.15) 0.042
7200 30 9 7.55 4.4 23000 29000 0.6 0.3 2.5 15 27.5 0.6 (0.3) 0.062
7001 12 28 8 8.8 5.45 0.3 0.15 3.5 14.5 26.8 0.3 (0.15) 0.048
7201 32 10 12.1 7.25 22000 27000 0.6 0.3 2.7 17 29.5 0.6 (0.3) 0.076
7002 15 9 9.95 6.85 20000 26000 0.3 0.15 4.6 17.5 30.8 0.3 (0.15) 0.07
7202 35 11 13.2 8.55 19000 24000 0.6 0.3 3.4 20 32.5 0.6 (0.3) 0.096
7003 17 10 10.9 8.25 18000 23000 0.3 0.15 5 19.5 33.8 0.3 (0.15) 0.09
7203 40 12 16.5 11 17000 21000 0.6 0.3 4.5 22 37.5 0.6 (0.3) 0.14
7004 20 42 16.7 12.2 15000 19000 5.9 25 39.5 0.158
7204 47 14 23.5 16.8 14000 17000 1 0.6 5.3 26 42 1 (0.6) 0.224
7005 25 12 18.3 14.8 13000 0.6 0.3 8.8 30 44.5 0.6 (0.3) 0.182
7205 52 15 24.9 19 12000 15000

1 0.6
7.2 31 47

1

(0.6)

0.27
7006 30 55 13 23.6 20.2 11000 14000 11.5 6 50 0.266
7206 62 16 34.7 27.4 10000 13000 10.6 36 57 0.416
7007 35 14 28.4 25.2 9800 12000 (1) (0.6) (14) (41) (57) (1) 0.34
7207 72 17 45.7 37.3 8800 11000 1.1 0.6 (13.9) 42 67 1 0.59
7008 40 68 15 30.4 29.2 8900 (1) (0.6) (16) (46) (63) (1) 0.42
7208 80 18 54.6 46.7 8000 10000 1.1 0.6 (16.6) 47 75 1 0.764
7009 45 75 16 36.2 35.4 (1) (0.6) (18.6) (51) (70) (1) 0.52
7209 85 19 61.3 53.2 7500 9400 1.1 0.6 (18.5) 52 80 1 0.86
7010 50 80 16 38.4 40.2 7300 9200 (1) (0.6) (21.5) (56) (75) (1) 0.58
7210 90 20 64 58.7 6800 8500 1.1 0.6 (20.4) 57 85 1 0.97
7011 55 18 50.5 52.5 6600 8300 (1.1) (0.6) (23.9) (62) (85) (1) 0.84
7211 100 21 79.1 74.2 6100 7600 (1.5) (1) (23.7) (64) (94) (1.5) (1) 1.27
7012 60 95 18 51.8 56.1 6200 7700 (1.1) (0.6) (26.7) (67) (90) (1) (0.6) 0.9
7212 110 22 95.7 91.5 5500 6900 (1.5) (1) (27.1) (69) (104) (1.5) (1) 1.64
7013 65 100 18 54.7 62.8 5800 7200 (1.1) (0.6) (29.6) (72) (95) (1) (0.6) 0.94
7213 120 23 109 108 5200 6400 (1.5) (1) (30.4) (74) (114) (1.5) (1) 2.04
7014 70 110 20 69.3 78.7 5300 6600 (1.1) (0.6) (32.0) (77) (105) (1) (0.6) 1.32
7214 125 24 113 111 4900 6100 (1.5) (1) (32.3) (79) (119) (1.5) (1) 2.24
7015 75 115 20 70.9 83.4 5000 6300 (1.1) (0.6) (34.8) (82) (110) (1) (0.6) 1.38
7215 130 25 129 130 4600 5800 (1.5) (1) (34.2) (84) (124) (1.5) (1) 2.46
7016 80 125 22 86.7 101 (1.1) (0.6) (37.2) (87) (120) (1) (0.6) 1.86
7216 140 26 139 143 4300 5400 (2) (1) (37.5) (90) (134) (2) (1) 3
7017 85 130 22 88.6 107 4400 5500 (1.1) (0.6) (40.1) (92) (125) (1) (0.6) 1.94
7217 150 28 160 167 4000 5000 (2)

(1)

(39.8) (95) (144) (2)

(1)

3.74
7018 90 140 24 106 127 4100 5100 (1.5) (42.4) (99) (134) (1.5) 2.52
7218 160 30 183 193 3800 4700 (2) (42.2) (100) (154) (2) 4.6
7019 95 145 24 108 134 3900 4800 (1.5) (45.3) (104) (139) (1.5) 2.64
7219 170 32 198 207 3500 4400 (2.1) (1.1) (44.5) (107) (163) (2) 5.56
7020 100 150 24 111 141 3800 4700 (1.5) (1) (48.2) (109) (144) (1.5) 2.74
7220 180 34 223 235 3300 4100 (2.1) (1.1) (46.8) (112) (173) (2) 6.64

ESome models have no stamp due to product size restrictions.

Angular Contact Ball Bearings Double Row DF Combination

Part Number (1Type · 2Bearing Part Number) - 3Double Row Combination
E-B7000 - DF

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-B angular bearing 



Representative model: E-B7000SU

Volume Discount
Quantity 1~3 4~5 6~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

450 THB

53%
Save Up to
vs Standard Type

1 day

Shipping
from
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Part Number External Dimensions (mm) Basic rated load (KN) Rotational Speed Limit (rpm) r
(min)

r1
(min)

Action Point
a

Relative Dimensions Mass 
(kg)1Type 2Bearing Part Number 3Single Row I.D. d O.D. D Width B Cr Cor Grease Lubrication Oil Lubrication Ds(min.) dh(max.) R(max.)

E-B

7000

SU

10 26 8 5 2.35 34000 42000 0.3 0.15 6.4 12.5 23.5 0.3 0.021
7200 30 9 4.65 2.2 29000 37000 - - - - - - 0.031
7001 12 28 8 5.4 2.75 19000 0.3 0.15 6.7 14.5 25.5 0.3 0.024
7201 32 10 7.45 3.65 27000 34000 - - - - - - 0.038
7002 15 9 6.1 3.45 26000 32000 0.3 0.15 7.6 17.5 29.5 0.3 0.035
7202 35 11 8.1 4.25 24000 29000 - - - - - - 0.048
7003 17 10 6.75 4.15 23000 28000 0.3 0.15 8.5 19.5 32.5 0.3 0.045
7203 40 12 10.2 5.5 21000 26000 - - - - - - 0.07
7004 20 42 10.3 6.1 19000 24000 0.6 0.3 10.1 25 37 0.6 0.079
7204 47 14 14.5 8.4 17000 22000 - - - - - - 0.112
7005 25 12 11.3 7.4 21000 0.6 0.3 10.8 30 42 0.6 0.091
7205 52 15 15.3 9.5 15000 19000 - - - - - - 0.135
7006 30 55 13 14.5 10.1 14000 18000 1 0.6 12.2 36 49 1 0.133
7206 62 16 21.3 13.7 13000 16000 - - - - - - 0.208
7007 35 14 17.5 12.6 12000 15000 1 0.6 13.5 41 56 1 0.17
7207 72 17 28.1 18.6 11000 14000 - - - - - - 0.295
7008 40 68 15 18.7 14.6 1 0.6 14.7 46 62 1 0.21
7208 80 18 33.6 23.3 10000 12000

- - - - - - 0.382
7009 45 75 16 22.2 17.7 1 0.6 16 51 69 1 0.26
7209 85 19 37.7 26.6 9400 - - - - - - 0.43
7010 50 80 16 23.6 20.1 9200 11000 1 0.6 16.7 56 74 1 0.29
7210 90 20 39.4 41.3 8500

- - - - - -

0.485
7011 55 18 31.1 26.3 8300 10000 0.42
7211 100 21 48.7 37.1 7600 9500 0.635
7012 60 95 18 31.9 28.1 7700 9700 0.45
7212 110 22 58.9 45.7 6900 8600 0.82
7013 65 100 18 33.7 31.4 7200 9000 0.47
7213 120 23 67.3 54.2 6400 8000 1.02
7014 70 110 20 42.7 39.4 6600 8300 0.66
7214 125 24 69.8 55.6 6100 7600 1.12
7015 75 115 20 43.6 41.7 6300 7800 0.69
7215 130 25 79.2 65.2 5800 7200 1.23
7016 80 125 22 53.4 50.6 0.93
7216 140 26 85.3 71.5 5400 6700 1.5
7017 85 130 22 54.6 53.7 5500 6800 0.97
7217 150 28 98.6 83.6 5000 6300 1.87
7018 90 140 24 65.2 63.3 5100 6400 1.26
7218 160 30 113 96.7 4700 5900 2.3
7019 95 145 24 66.6 67.1 4800 6000 1.32
7219 170 32 122 103 4400 5500 2.78
7020 100 150 24 68.4 70.6 4700 5900 1.37
7220 180 34 137 117 4100 5200 3.32

ESome models have no stamp due to product size restrictions.

Material Bearing accuracy Contact angle Vibration level
GCr15 (Equivalent to SUJ2) Class P4 25° V1

Angular Contact Ball Bearings Single Row Universal Combination

(Installation Diagram)

D D
sd dh

B

a

r

r

r1

r1

R

R

Part Number (1Type · 2Bearing Part Number · 3Single Row)
E-B7000SU

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-B angular bearing



Representative model: E-POM6000

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

62 THB

84%
Save Up to
vs Standard Type

1 day

Shipping
from

676
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Part Number I.D. d O.D. D Width B Relative Dimensions Allowable 
Rotational Speed 

rpm

Allowable 
Load 

kgf/pcs

Mass 
(Reference) 

g
Ds dh

1Type 2Bearing Part 
Number 3Function Tolerance Tolerance Tolerance (min.) (max.) (max.)

E-POM

624

Not 
specified
(Standard 

Type)

AS
(Anti-Static 

Type)

4

+0.1
0

13

0
-0.1

5

0
-0.12

5 6 12 1840 1.1
1605 5 14 6 6.8 13 1610

625 16 7.4 14 1702 1.3
696

6
15

7
7.8 1610 1.0

606 17
6

8.4 16 1518 1.7
2626 19 9 17 1472 2.0698

8 9
10.6 18

608 22 7 10.7 20 1104 2.7 4
628 24 8 12 22 1058 3.4 5

6900
10

22 6
12

12.6 21 920 2.0 3
6000 26 8 13.8 24 1012 3.7 6
6200 30 9 15.3 28 920 4.4 9
6901

12
24 6

14
14.8 21 828 2.7 3

6001 28 8 15.5 26 920 4.4 7
6201 32 10 16.3 30 828 4.7 12
6002 15 9 17 18.6 9
6202 35 11 19.4 33 736 5.4 14
6903 17 30 7 19 20 28 782 3.0 6
6003 35 10 21 33 736 5.4 116904

20
37 9

22
23.6 35 529 4.7

6004 42 12 25 38 644 8.4 22
6204 47 14 26.5 43 552 9.4 33

Type
Material Recommended 

Operating Temperature
Surface 

ResistivityBody Retainer Rolling Element
Standard Type POM PA66 SUS316 -60°C~+100°C -

Anti-Static Type Anti-Static POM PA66 SUS316 -60°C~+100°C 106~109

*The parameters in the table are for reference only and are not guaranteed values.

Ball Bearings Plastic, POM

(Installation Diagram)

d

c

c

D

B

dh D
s

Part Number (1Type · 2Bearing Part Number ·3Function)
E-POM6000

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-POM pom bearing

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB



Representative model: E-B51100

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

31 THB

81%
Save Up to
vs Standard Type

1 day

Shipping
from

677
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Ordering e
Part Number (Type)

E-B51100

Part 
Number d D D1

(min) T r
(min)

Basic Rated Load Allowable 
Rotational Speed 
rpm (Reference)

Relative Dimensions Mass 
(g) 

(Reference)Tolerance Tolerance Tolerance Ca (Dynamic) kN Coa (Static) kN Ds(min.) dh(max.) R(max.)

E-B51100
10

0
-0.01

24

0
-0.013

11 9

2
-0.25

0.3 7.07 9.8 4690 18
16

0.3 19

E-B51200 26 12 11 0.6 8.96 11.97 4200
20

0.6 28

E-B51101
12

26 13 9 0.3 7.28 10.78 4690
18

0.3 21

E-B51201 28 14 11 0.6 9.31 13.3 3920 22 0.6 31

E-B51102
15

28 16 9 0.3 7.42 11.76 4410 23 20 0.3 23

E-B51202 32

0
-0.016

17 12 0.6 11.69 17.36 3500
25 22

0.6 43

E-B51103
17

30 18 9 0.3 7.98 13.65 4200 0.3 25

E-B51203 35 19 12 0.6 12.11 19.11 3360 28 24 0.6 50

E-B51104
20

0
-0.012

35 21 10 0.3 10.57 18.62 3710 29 26 0.3 37

E-B51204 40 22 14 0.6 15.75 26.25 3010 32 28

0.6

77

E-B51105
25

42 26 11

0.6

13.79 25.9 3360 35 32 56

E-B51205
47

27 15 19.6 35.35 2660 38 34 111

E-B51106
30

32 11 14.42 29.4 3010 40 37 64

E-B51206 52 0
-0.019 32 16 20.65 40.6 2380 43 39 137

EThe parameters in the table are for reference only and are not guaranteed values.

Thrust Ball Bearings

dh

Ds

R

R
d

r

r

T

D1

D

Material Surface Treatment
Equivalent to 

SUJ2 Not Provided

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB

Part Number
E-B51100

Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-B51100 thrust bearing

New
Products



Representative model: E-BA0414

Volume Discount
Quantity 1~69 70~119 120~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

26 THB

85%
Save Up to
vs Standard Type

1 day

Shipping
from

678
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Ordering e
Part Number (Type)

E-B51100

Part Number
Thrust Needle Roller With Retainer

d D B F F1Tolerance Tolerance Tolerance
E-BA0414 4

+0.140
+0.020

14 -0.095
-0.365

2 0
-0.02

13 5
E-BA0515 5 15 14 6
E-BA0619 6 19 -0.110

-0.440
18 7

E-BA0821 8 +0.175
+0.025

21 20 9
E-BA1024 10 24

-0.110
-0.440

23 12
E-BA1226 12

+0.212
+0.032

26 25 14
E-BA1528 15 28 27 17
E-BA1730 17 30 29 19

E-BA2035 20
+0.250
+0.004

35 -0.120
-0.510 34 22

E-BA2542 25 42 -0.130
-0.520

41 29
E-BA3047 30 47 46 34

Part Number
Thrust Ring × 2 Allowable Rotational Speed 

rpm 
(Reference)

Basic Dynamic 
Rated Load 

Ca kN

Basic Static 
Rated Load 

Coa kNd1 D1 B1Tolerance Tolerance Tolerance
E-BA0414 4

+0.200
+0.020

14 -0.032
-0.302

1 +0.06
-0.06

4680 3.52 6.40
E-BA0515 5 15 4680 3.80 7.36
E-BA0619 6 19

-0.040
-0.370

4230 5.44 12.40
E-BA0821 8 +0.245

+0.025
21 4050 6.24 15.52

E-BA1024 10 24 3780 7.36 20.40
E-BA1226 12

+0.302
+0.032

26 3330 7.92 23.20
E-BA1528 15 28 2880 9.04 28.80
E-BA1730 17 30 2700 9.52 31.60
E-BA2035 20

+0.370
+0.040

35
-0.050
-0.440

2250 10.48 37.20
E-BA2542 25 42 1890 11.76 46.40
E-BA3047 30 47 1620 13.04 56.00

Thrust Needle Roller Bearings

B1

d1D
1FF1

B
dD

Thrust Needle Roller With Retainer Thrust RingMaterial Surface Treatment
Equivalent to 

SUJ2 Not Provided

Part Number
E-BA0414

Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-BA0414 thrust bearing

New
Products



679

7
Be

ar
in

gs
 / 

Be
ar

in
gs

 W
ith

 H
ou

sin
gs

B
ea

rin
gs

P.647

Be
ar

in
gs

 W
ith

 
Ho

us
in

gs

P.679

Lo
ck

 N
ut

s

P.681

Be
ar

in
g 

Sh
af

t 
Sc

re
w

s

P.689

Pi
vo

t P
in

s

P.691

MISUMI
Standard
Product

QExample of Use: Aluminum products are more suitable for low and
medium load mechanisms.

QOriginal shape of aluminum profile for space saving and light weight

QEnsure adequate strength by FEA analysis MISUMI Economy Series

Uniform load distribution
Shaft center shape
deformation under
100kg load is 6.2 m *

* The above are the reference values, and the actual
performance is subject to actual use situations.

Equivalent to the strength
of standard productApply preload

force to bolt

Apply radial load
to bearing center

30%
Housing weight

reduced approx

35%
Housing weight

reduced approx

MISUMI
Standard
Product

MISUMI
Economy
Series

MISUMI
Economy
Series

Space-saving design
Stable installation

Diamond Shape
Space-Saving Design

Unif
Shaf
defo
100k
Equ
of s

T-Shaped

Diamond Shape

Economy Series

I
my

on

hape
ing Design

y

sign

Round corner
design

QConveying Mechanism QPallet Centering Mechanism QRotation Mechanism

MISUMI Standard Product

Excess thickness that
does not bear the load
Shaft center shape
deformation under
100kg load is 5.8 m *

Ex
do
Sh
de
10

* Test analysis object: 6901ZZ bearing with housing, with bearing hole I.D. of 12mm.

Economy series
Bearings With
Housings

Space-Saving Lightweight

Low Price

or space saving and

Economy Series
Bearings With Housings Product Overview

83 %

vs Standard Type

Saving
up to
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D
H

7

d (H
)

h±
0.0

2

T
0.02 A

2-d1

(S
)

L1

(L2)

(L)

A1.6

1.6

Part Number 3Height 
h

Bearing 
I.D. d (H) L1 d1 (L) (L2) T (S) DH7

1Type 2Bearing

C-BGHA

698ZZ 20 8 34 37

5.5

49 25 11 8 1930 44 10

6900ZZ
20

10
35

41 53 29

12

8
2230 45 1040 55

6901ZZ
20

12
36

44 56 32
8

2430 46 1040 56

6902ZZ
30

15
48

48 60 36
12

2840 58 1550 68

EDimensions in ( ) are for reference only (aluminum profiles are processed, and the appearance 
dimension tolerance is ±0.5mm). The specific dimensions are subject to the actual products.

No Retaining Ring Retaining ring embedded type With Retaining Ring

d AD
H

7

(H
)

T0.02 A

Counterbored 
Hole d1
Depth H1

AAA

d D
H

7

(H
)

T10.02 A

D
1g

7

(H
) d

R

D
H

7

T1
20.02 A

φ0.02 A

A

(W)

A

(W)1.6 1.6 1.6

1.6 1.6

1.6

Counterbored 
Hole d1
Depth H1

Counterbored 
Hole d1
Depth H11.6

Part Number Bearing 
I.D. d DH7 D1g7 T T1 A Counterbored 

Hole d1
Depth 

H1
Through 

Hole
Embedded 

type R1Type 2Bearing 
C-BACA (With Retaining Ring)
C-BACN (No Retaining Ring)
C-BACR (Retaining ring embedded type)

698ZZ 8 19 24
8 11

31
8 4.4 5 0.3 

or Less
6900ZZ 10 22 27 35
6901ZZ 12 24 30 38
6902ZZ 15 28 35 9 12 45 9.5 5.4 6

Material Surface Treatment Accessory 
Retaining RingBearings Holder Holder

Steel Aluminum Alloy Clear Anodized Spring Steel

Material Surface Treatment Accessory 
Retaining RingBearings Holder Holder

Steel Aluminum Alloy Clear Anodized Spring Steel

Part Number (1Type · 2Bearing Part Number) - 3h
C-BGHA6900ZZ - 20

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Part Number (1Type · 2Bearing Part Number)
C-BACA6900ZZ

Please order after selecting part number
according to the selection steps 1 to 2.Ordering

Example

Bearings With Housing T-Shaped, Lightweight, Compact

Bearings With Housing Flanged Lightweight

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-BACA bearing housing

Representative model: C-BGHA6900ZZ-20

Volume Discount
Quantity 1~9 10~14 15~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

171 THB

83%
Save Up to
vs Standard Type

1 day

Shipping
from

Representative model: C-BACA6900ZZ

Volume Discount
Quantity 1~9 10~14 15~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

171 THB

69%
Save Up to
vs Standard Type

1 day

Shipping
from
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Newly launched 3 new types of Lock Nuts 
· “Compact Lock Nuts” with daisy-shaped locking 
  tabs for optimized locking force
· “Eccentric Nuts” easy to obtain the maximum 
  tightening force
· “Square Loosening Prevention Nuts” with 2 set 
  screws to improve the tightening force

QProduct Introduction

Feature: Simple structure.Simultaneous 
processing of female thread and end face to 

suppress deflection

Feature: Thin, suitable for installation
environment where thickness space is

limited

Feature: Locking copper and thread are
designed at a 60° angle, and can

withstand axial force and radial force at
the same time

Lock Nuts AN Type Lock Nuts R Type Lock Nuts F Type (60-degree Clamping) 
C-AN Series C-RM Series C-FM Series

Economy series 
Bearing Lock Nuts

Feature: Easy to fix,
thin and space-saving

Feature: Easy to fix,
good anti-loosening effect, and

convenient for multiple installations

Feature: Excellent locking force,
space-saving, and suitable for installation

environment with limited space

Lock Nuts Compact Eccentric Lock Nuts Square Loosening Prevention Nuts
E-PSLN Series E-ELN Series E-BNR Series

Actual product color may be a bit different from photo.Actuual product co rom photo.t frfferentmay be a bit diflor

Economy Series
Bearing Lock Nuts Product Overview

68 %

vs Standard Type

Saving
up to

New
Products

New
Products

New
Products
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C-FM Series

C-RM Series

E-BNR Series

E-PSLN Series

C-AN Series

E-ELN Series

QProduct Features

QSimple Selection Method

MISUMI Economy series C-FM
60° locking copper design can withstand axial

force and radial force at the same time.

Vibration test result: 60 minutes without falling off
(Conditions: vibration frequency: 0.6cpm , acceleration: 8G)

Tightening force
improved

Easy Installation

Space saving

Generic products on the market*

3 grooves 3 locking screws
MISUMI Economy series C-RM series

4 grooves 4 locking screws Generic products on the market* MISUMI Economy Series

4 lock grooves for
easy installation

Space Occupancy

Locking Force

Small Large

Large

2 screws locking

With 4 tightening screws,
the tightening force is

greatly improved

Normal Type
C-RM

60° Clamping Type
C-FM

* Generic products on the market are similar products randomly purchased by our company from online or offline markets
* The test data are obtained through testing by our company, which are for reference only

s

l 60 i i h

M10 is only
4mm thick

Economy Series
Bearing Lock NutsProduct Overview

Daisy seat for
better locking

Thinner Thickness

Improved Shape

Space saving

Tightening force
improved



Representative model: C-AN04

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

60 THB

29%
Save Up to
vs Standard Type

1 day

Shipping
from

1Nuts for bearings
C-AN

2Tooth Lock Washer for bearings
C-ANAW

g

d

t

a

b

V

t

S2

S1

D
4

D
3

D
2

d1

h
30°

25°

MD k

Thread Accuracy  JIS  B0211  6H (Class 2)

Part Number Thread 
Nominal 
M×Pitch 

(Fine)

1Nuts for bearings 2Tooth Lock Washer for bearings
Dim. of Tooth Lock 
Washer Mounting

Groove (reference value)
1Type 2No. O.D. D Width 

h g t D2 d d1 k S1 S2 t V D3 D4 Number of 
Teeth

Slot Width
a

Slot Depth 
b

C-AN
(Nuts for bearings)
C-ANAW
(Tooth Lock Washer 
for bearings)

00 10×0.75 18
4 3

2

13 14 10 8.5
3 3

1.0

2
21 13

9 4

2

01 12×1.0 22 17 18 12 10.5 25 17

02 15×1.0 25
5

4

21 21 15 13.5

4 4

2.5

28 21

13

503 17×1.0 28 24 24 17 15.5 32 24

04 20×1.0 32 6 26 28 20 18.5 36 26

05 25×1.5 38
7

5

32 34 25 23

5
5

1.2

42 32

7

2.5

06 30×1.5 45 38 41 30 27.5 49 38

3

07 35×1.5 52 8 44 48 35 32.5

6

57 44
15

08 40×1.5 58 9

6 2.5

50 53 40 37.5

6

62 50

09 45×1.5 65 10 56 60 45 42.5 69 56
17

10 50×1.5 70 11 61 65 50 47.5 74 61
E C-ANAW08 and C-ANAW10 are currently not available for sale.

1+2Components Material
1Unit  Classification 1Nuts for bearings 2Tooth Lock Washer for bearings

Steel #45 Steel SPCC

Part Number (1Type · 2No.)
C-AN04

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-AN bearing lock nut

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB
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Bearing Lock Nuts AN Type



Representative model: C-FM17

Volume Discount
Quantity 1~9 10~14 15~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

202 THB

54%
Save Up to
vs Standard Type

1 day

Shipping
from

45° 45°

60°

60°

t

D

0.5
h

d

n-g

n-m

2
M

Part Number Thread 
Nominal 
M×Pitch 

(Fine)
D h t d n-g-m

Maximum 
Tightening 

Torque
(N·m)1Type 2Thread Nominal M

C-FM

12 M12×1.5
30 14

2

26

4-4-M5 4.5
15 M15×1.0

17 M17×1.0 32

16

28

20 M20×1.0

38 34
20-1 M20×1.5

4-4-M6
8

24 M24×1.5

18
25 M25×1.5

30 M30×1.5 45 41 4-5-M6

35 M35×1.5 52 48 4-5-M8

18

40 M40×1.5 58

20 2.5

53

4-6-M845 M45×1.5 65 60

50 M50×1.5 70 65

55 M55×2.0 75
22 3

69
4-7-M8

60 M60×2.0 80 74

Material Hardness Surface Treatment
Body Locking Pin Body Body
SC45 Phosphor Bronze 28~32HRC Phosphorous Salts Plating

Part Number (1Type · 2M)
C-FM17

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-FM bearing lock nut

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB

684
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Bearing Lock Nuts F Type 60-degree Clamping



Bearing Lock Nuts R Type
Representative model: C-RM25

Volume Discount
Quantity 1~9 10~14 15~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

193 THB

63%
Save Up to
vs Standard Type

1 day

Shipping
from

t

45° 45°

n-g

n-m

h
d

0.5

2
MD

Material Hardness Surface Treatment
Body Locking Pin Body Body
SC45 Phosphor Bronze 28~32HRC Phosphorous Salts Plating

Part Number (1Type · 2M)
C-RM25

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-RM bearing lock nut

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB

Part Number Thread Nominal 
M×Pitch 

(Fine)
D h t d n-g-m

Maximum 
Tightening Torque

(N·m)1Type 2Thread Nominal M

C-RM

8 M8×0.75 16

8
1.6

13

4-3-M4 3.5
10 M10×1.0 18 15
12 M12×1.0 20 17
15 M15×1.0 25 1.8 21.5
16 M16×1.5

28
10 2

24
4-4-M5 4.517 M17×1.0

20 M20×1.0 32 28
25 M25×1.5 38

12 2

34

4-5-M6
8

27 M27×1.5 42 38
30 M30×1.5 45 41
33 M33×1.5

52 48
35 M35×1.5
40 M40×1.5 58

14 2.5
53

4-6-M6
45 M45×1.5 65 60
50 M50×1.5 70 65 4-6-M8

1855 M55×2.0 75
16 3

69
4-7-M8

60 M60×2.0 80 74
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Precision Bearing Lock Nuts Compact
Representative model: E-PSLN10

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

70 THB

68%
Save Up to
vs Standard Type

1 day

Shipping
from

Part Number (1Type · 2M)
E-PSLN10

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-PSLN precision nut

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB

T

2M

h

H

30°

d 0
-0.5

D 0
-0.5

D
1

0 -0
.5

Friction Ring with 
Daisy Seat

Clamping Part

S±0.2

Type
Material

Surface Treatment
Body Friction Ring

E-PSLN S45C
SUS301

Ferroferric Oxide Protective Film

E-PSLNS SUS304 -

Part Number Thread Nominal 
M×Pitch
 (Fine)

O.D. D D1 d T S H Width h
1Type 2Thread Nominal M

E-PSLN
(S45C)
E-PSLNS
(SUS304)

8 8×0.75 16 12 13 1.5

3

5.3

±0.3

4.3

10 10×0.75 18 13.5 14.4

1.8

5.2
4

12 12×1.0 22 17 18.4 5.4

15 15×1.0 25 21 21.4

4

6.5

±0.5

5
17 17×1.0 28 24 24.2 1.9 6.4

20 20×1.0 32 26 28.4 1.8 7.7 6

25 25×1.5 38 32 34

2 5
9.1 7

30 30×1.5 45 38 41

±0.835 35×1.5 52 44 48 10.2 8

40 40×1.5 58 50 53

2.5 6

11.2 9

45 45×1.5 65 56 60 12.5
±1.0

10

50 50×1.5 70 61 65 13.5 11

ESome models have no stamp due to product size restrictions.
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Representative model: E-ELN10

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

96 THB

65%
Save Up to
vs Standard Type

1 day

Shipping
from

S

T

a *

b

D
1

D
1

D
2

e1
2

M

2
M

B

B

e

L

a *

22 1 1

Type Material Surface Treatment

E-ELN S45C Ferroferric Oxide Protective Film

E-ELNS SUS304 -

Eccentric Bearing Lock Nuts

The eccentric thin wall is marked accordingly.
ESome models have no stamp due to product size restrictions.

Part Number Thread Nominal 
M×Pitch
 (Fine)

1No.1 Nut 
(Lower Nut)

2No.2 Nut 
(Upper Nut)

Common to 
No.1 and 2

Unit 
Thickness L Mass 

per Set 
(g)1Type 2Thread 

Nominal M D1 D2 B e D1 B e1 b S T Min. Max.

E-ELN
(S45C)
E-ELNS
(SUS304)

10 10×0.75 18 13
6

2.7

18
6

2.5

3.5 3

2

9.5 10.5
15

12 12×1.0 22 17 22 17

15 15×1.0 25 21
7

25
7 4.5

4
11.5 12.5

23

17 17×1.0 28 24 28 29

20 20×1.0 32 26 8 32 8 5.5 13.5 14.5 43

25 25×1.5 38 32
10

4.2

38
10

4

6
5

16 17.5
72

30 30×1.5 45 38 45 103

35 35×1.5 52 44 11 52 11 7 18 19.5 150

40 40×1.5 58 50 12 58 12 8

6 2.5

17 18.5 170

45 45×1.5 65 56 13 65 13 9 19 20.5 240

50 50×1.5 70 61 14 70 14 10 21 22.5 285
EPlease refer to the official website of MISUMI for details of the models sold.

Part Number (1Type · 2M)
E-ELN10

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-ELN eccentric nut

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB
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Representative model: E-BNR6

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

74 THB

45%
Save Up to
vs Standard Type

1 day

Shipping
from

d

F

D2
M

B

Cm
S

1.66.3

1.6

Thread Type Material Surface Treatment
Coarse E-BNG E-BNGS S45C Ferroferric Oxide Protective Film

Fine E-BNR E-BNRS SUS304 -

Loosening Prevention Nuts for Bearing

ESome models have no stamp due to product size restrictions.

Part Number M×Pitch
D d F B C S m

1Type 2Thread Nominal M Coarse Fine

E-BNG
(Coarse, S45C)
E-BNGS
(Coarse, SUS304)
E-BNR
(Fine, S45C)
E-BNRS
(Fine, SUS304)

6 M6×1.0 M6×0.75 14.5 10 12 5.5 3
0.5 M3-3

(With Set Piece)8 M8×1.25 M8×1.0 17 13 14 6.5 4
10 M10×1.5 M10×1.0 20 16 17

8 5

1 M4-4 
(With Set Piece)

12 M12×1.75 M12×1.0 22 17 19
15 - M15×1.0

25 21 22 10 6
17 - M17×1.0
20 M20×2.5 M20×1.0 35 26 30 13 8

25 - M25×1.5 43 33 35 16 10
2

M5-5 
(With Set Piece)

30 M30×3.5 M30×1.5 48 39 40 20 14 M6-6 
(With Set Piece)

Part Number (1Type · 2M)
E-BNG6

Please order after selecting part number according to the selection steps 1 to 2.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

E-BNG prevention nut

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB
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QProduct Features and Usage

QExample of Use

Washer

Collar

Bearing Shaft Screws

Collar

Bearing Shaft Screws

The head is too large,
and interferes with the outer ring of the bearing

Reduced head size to
avoid interference

MISUMI Standard Product Economy Series

MISUMI Standard Product Economy Series

Economy Series

* For medium load and low speed, applicable O.D.:-0.05 to -0.01 Recommended: bearing shaft screws / idlers.
* For high load and high speed, applicable O.D.: g6 Recommended: cantilever pin, fulcrum pin.

*The above is a comparison with contour bolts.

The head is too
thick to be
used in tight
spaces

The thickness
of the head is
reduced
to save space

Thickness is reducedInstallation in tight spaces

MISUMI
Standard Product

Feature1
Head size
suitable for bearing

Feature2
Relief groove is removed
Thread strength is reinforced

Feature 3 Thin head, Space-saving

According to the requirements of customers, we have developed the most suitable bolts for bearings and idlers!

Most suitable for large-quantity use in low-speed and medium-to-low load mechanisms!
When used together with bearings, it can be used as a
shaft for medium load to realize transmission function

1 It can be used as an idler shaft for low speed to adjust the
belt tension

2

Economy series 
Bearing Shaft Screws

Space-Saving

Applicable to bearing installation

Economy Series
Bearing Shaft Screws Product Overview

40 %

vs Standard Type

Saving
up to

O
bs

ta
cl

es



Part Number (1Type · 2D) - 3L
C-BMSB6 - 10

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Representative model: C-BMSB6-10

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

38 THB

40%
Save Up to
vs Standard Type

1 day

Shipping
from
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Material Surface Treatment
Equivalent to S45C Ferroferric Oxide Protective Film

Part Number
3L Dimension A E M×Pitch 

(Coarse) F
1Type 2Pin Dia. D

C-BMSB

3 5 10 15 5.5 2
2.5×0.45 4

4 5 10 15 20 25 6.5 2.8

5 5 10 15 20 25 30 8 3.5 3×0.5 6

6 5 10 15 20 25 30 9 4 4×0.7 8

8 5 10 15 20 25 30 35 40 11 5 5×0.8 10

10 5 10 15 20 25 30 35 40 45 14 6 6×1.0 12

Example

Usage Method Function

Bearings

It acts as a guide to prevent the
workpiece flowing on the conveyor
belt from slipping outside. By using
the bearing, the workpiece can be
transmitted smoothly even if it
touches the bearing due to the
rotation of the bearing.

Usage Method Function

Bearing Shaft Screws

It is used to fix the bearing. When
the bearing is fixed without a
holder, the bearing can be simply
installed to the desired position.

Bearing Shaft Screws

2
D

3L
-0

.0
1

-0
.0

5

A

R0.5 or Less

M×P

E
B

F

12.5

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-BMSB bearing shaft screw

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB
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* MISUMI Economy series does not have an accessory retaining ring. The accessory retaining ring is a market standard product with low price. Please purchase it
  separately.
* There is a difference in precision compared to the standard product, and at the same time the price drops significantly, with the maximum reduction of 54%

MISUMI Standard Product

g6(-0.004~-0.012)

QUsage difference between MISUMI Economy series and MISUMI standard product

QMISUMI Economy Series Product Specification

0~-0.02

Provided Not Provided

Tolerance of O.D.
(Exampleφ6)

High tolerance accuracy, suitable for precision fit
with bearings or rotating parts for high speed rotary
motion

The material is not subject to heat treatment, so it is
suitable to cooperate with general workpiece for
reciprocating swing motion

Accessory Retaining
Ring

Categories of use

Metal Plate

Retaining
Ring

Rollers

Pivot Pins

Pivot Pins

Shape

Material

Heat Treatment

Surface Treatment

Diameter mm

Length mm

Equivalent to S45C

Not Provided

Ferroferric Oxide Protective Film

Straight With Retaining Ring Grooves Shouldered With Retaining Ring Groove

3~10

8~40

MISUMI Economy Series

cation

Economy series 
Pivot Pins
Suitable for reciprocating swing 
motion with workpiece

Chamfering Dimension Control

pecificcation

ol

61 %

vs Standard Type

Saving
up to

Economy Series
Pivot Pins Product Overview
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Clamping Transmission Mechanism
Grasp the workpiece through the connecting rod mechanism and rotate it 90° to transfer

QExample of Use

Generic products on the market*

C-side No Chamfer

Keyway Width 1.2

Surface Roughness 3.2

Example D8 Example D8

C-side chamfer 0.5 or less

Keyway Width 0.9

Surface Roughness 1.6

Ensure that the
workpiece is not easily
bruised and can be easily
inserted for installation

Ensure keyway width,
reduce axial clearance
and improve installation
accuracy

Small surface roughness
can reduce wear and
improve lifetime

* Problems of generic products on the market
* The above data is limited to sample test results, which is for reference only.
* The test data are obtained through testing by our company, which are for reference only

The pivot pin is matched
with the
hinge seat as the fulcrum
for the reciprocating action
of the cylinder.

Hinge 
Hook

MISUMI Economy Series

Economy Series
Pivot PinsProduct Overview



Representative model: C-HCDG8-25

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 16% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

58 THB

30%
Save Up to
vs Standard Type

1 day

Shipping
from

Material Surface Treatment
Equivalent to S45C Ferroferric Oxide Protective Film

Example

Pivot Pins

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website

Keyword
By By

Type

How to search
on website

C-HCDG pivot pin

Part Number (1Type · 2D) - 3L
C-HCDG8 - 25

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

N
M

H d

T

1.6

3L+0.1
0

2
D

0 -0
.0

2

EEconomy series hinge pins do not come with retaining rings.
ED tolerance is limited to the L dimension range. Others are general tolerances.

Part Number
3L Dimension

(Fixed Size Selection) M N d T H
Retaining Ring

1Type 2Shaft 
Dia. D Shape

JIS
Nominal 

SpecificationsTolerance

C-HCDG

3

0
-0.02

8 10 12 15 16 18 0.5

2

2

1.5

5.5

E Type

No.2

4 8 10 12 15 16 18 20

0.7

3 6.5 No.3

5 10 12 15 16 18 20 4 8 No.4

6 15 16 18 20 22 24 25 30 5 9 No.5

8 20 22 24 25 30 35 40 0.9
3

7
2

12 No.7

10 25 30 35 40 1.15 9.6 14 C Type No.10
E For JIS Standard of the accessory retaining ring, refer to D-type Retaining Ring Specifications

Pivot Pins Shouldered With Retaining Ring Groove

Install MISUMI APPMISUMI WEB “Chat”MISUMI contact

Tel: 038-959200 or 1382
Email: cs@misumi.co.th

MISUMI WEB
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Representative model: C-CDG8-25

Volume Discount
Quantity 1~29 30~49 50~
Discount Unit Price 15% 30%

EShipping days may differ by Quantity.
EQuantity of volume discount above is for representative Part No. It may differ by the Part.

30 THB

61%
Save Up to
vs Standard Type

1 day

Shipping
from

Material Surface Treatment
Equivalent to S45C Ferroferric Oxide Protective Film

N

d

N

m m

3L+0.1
0

2
D

0 -0
.0

2

1.6

EEconomy series hinge pins do not come with retaining rings.
ED tolerance is limited to the L dimension range. Others are general tolerances.

E For JIS Standard of the accessory retaining ring, refer to D-type Retaining Ring Specifications

Part Number
3L Dimension

(Fixed Size Selection) m N d
Retaining Ring

1Type 2Shaft 
Dia. D Shape JIS Nominal 

SpecificationsTolerance

C-CDG
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3 No. 3
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C Type

No. 7

10 30 35 40 1 9.6 No.10

Pivot Pins Straight With Retaining Ring Grooves

Example

Pivot Pins

Part Number (1Type ·2D) - 3L
C-CDG8 - 25

Please order after selecting part number according to the selection steps 1 to 3.Ordering
Example

Step 2 Select MISUMI economy series brandStep 1 Search on MISUMI official websiteSearch on MISUMI official website
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C-CDG pivot pin
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