
2105

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~50 51~
Days to ship Standard To be quoted

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~49 50~
Days to ship Standard To be quoted

 CAD Data Folder Name: 43_Levers_and_Pulls 

 Stainless Steel Hinges 
  

 QStainless Steel Hinges 32

19

6-Ø4.2

8.
5

24
24

1.
5

Ø6

Ø3

L

 C-HHS 

MMaterial Stainless Steel

Part Number Mass
(g)Type L

C-HHS 65 34

Part Number (Type·L)

C-HHS65

 EStock lineup may vary by country.
 E Same day shipping available upon request. 

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75

  

 QStainless Steel Hinges 

2

4.
5

22
.5

7.
25

L41

6 23

35

4-Ø5.2

Ø5 Ø9.1

Ø8 Countersink

 C-SHHPS 

MMaterial Stainless Steel

Part Number Mass
(g)Type L

C-SHHPS 37 32

Part Number (Type·L)

C-SHHPS37

 EStock lineup may vary by country.
 E Same day shipping available upon request. 

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75

  

  

7
3

2106

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~50 51~
Days to ship Standard To be quoted

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1~50 51~
Days to ship Standard To be quoted

Part Number

W K P J S T C

N
Mass

(g)
Days to Ship

Type L Through Countersink C-HHSZ
C-HHSZD
C-HHSZB

C-HHSZ C-HHSZD C-HHSZB

C-HHSZ
C-HHSZD
C-HHSZB

40 40 7.5 25 7.5 25 5 9 5.3 10.2 - 45 -
Stock Stock50 50 10 30 10 30 6 11.5 6.3 12.4 100 90

Stock
60 60 12 36 12 36 8 15 8.4 16.5 190 165

Stainless Steel Hinges, Cast Hinges

CAD Data Folder Name: 43_Levers_and_Pulls

  

7
3

E Mounting holes for all series are applicable to M4 screws.

Part Number (Type·L)

C-SHHPSD50

Part Number (Type·L)

C-HHSZ50

QStainless Steel Hinges

QCast Hinges

Holes on One Side 2 Holes on One Side 3

S1 S2 JJ
W

L

2

Ø8

4

P
K

4-Ø5.5
Ø8.6 Countersink

Ø4
4-R7

S1 S2J J
W

P
P

L
2

4

Ø8Ø4

6-Ø5.5

K

4-R5

Ø8.6 Countersink

Part Number Per Side
Number 
of Holes

W K P J S1 S2
Mass

(g)Type L

C-SHHPSD

136 2 48

8

20 6 18 18 34

250 2 44 34
8

14 14 44

375 3 50 29.5 17 17 76

C-SHHPSF
(For Unequal Size 
Extrusions)

450 2 54 8 34 8 14 24 53

4-N

T

C

K
PL

J S

W

mMaterial SSurface Treatment

Hinge Plate Shaft Hinge Plate Shaft
1C-HHSZ Stainless Steel Material Stainless Steel Material - -
2C-HHSZD

ZDC1 SPCC
Baked Finish (Silver)

Nickel Plating
3C-HHSZB Baked Finish (Black)

Standard
1

Standard
3

Standard
2

Asymmetrical
4 For Different 

Extrusion sizes

1

2

3

CADCAD
2D
3D

CADCAD
2D
3D

 EStock lineup may vary by country.
 E Same day shipping available upon request. 

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75

 EStock lineup may vary by country.
 E Same day shipping available upon request. 

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75

EProducts with no ship dates indicated are not available.  

MMaterialStainless Steel Material
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