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Rollers
−Straight Type / Crown Type−(L=15~100)

 CAD Data Folder Name: Rollers
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Relief Relief
Silicon Rubber, NBR 
Rubber, Urethane Lining(                  )

Silicon Rubber, NBR 
Rubber, Urethane Lining(                    )

Straight Type

Crown Type

  When L≤dx3, hole d is machined from one direction.
  When L>dx3, hole d is machined from both ends, 
shape is as shown below.
There may be no relief in some cases.

  Urethane, Silicon Rubber and NBR are baked on roller outer diameter.

  D60 and D80 are not available for ROSS, ROSA, ROJS, ROJA, ROWS, ROCSS, ROCSA, RONA and ROCNA.

  D60 and D80 are not available for ROFSS, ROFSA.   Urethane may discolor with time, but there is no effect on properties.

L Dimension Selectable Type

L Dimension Specifi ed Type

 L Dimension Selectable Type

 L Dimension Selectable Type  L Dimension Specifi ed Type

Part Number − d − L

ROLB20
ROFCUS40

−
−

8
10

−
−

30
47

Volume Discount Rate ( Round down to the nearest one cent.) P.91

Quantity  1~4 5~9 10~19 20~49
Rate Price List 5% 10% 15%

For orders larger than indicated values, please request for quotation.

•ROLS, ROCS, Urethane L Dimension Selectable Type

5
•ROLB, ROLM, ROLA, ROCM, ROCA
Heat Resisting Urethane, Urethane L dimension Specified Type

A fl at charge of S$21.66 for 3 or more identical pieces.

 P.92Express B S$8.02/piece7

•Silicon Rubber, NBR

7

Part Number − d − L − (MC, UDC)

ROUS20 − 8 − 30 − UDC

D L

Unit Price Qty. 1~4

Crown

ROCUS ROCUA
ROCGS
ROCHS

ROCGA
ROCHA

20
15~25 40.91 38.67 44.92 42.68
30~50 42.04 39.47 46.21 43.32

25
15~25 43.48 39.95 47.81 44.12
30~50 45.24 41.23 49.74 45.40

30
15~25 45.40 41.55 49.90 45.73
30~50 48.13 42.84 52.78 47.17

35
20~25 48.29 42.84 52.95 47.17
30~50 51.50 44.92 56.80 49.42

40
20~25 53.59 46.37 58.88 51.02
30~50 58.08 49.09 63.86 54.07

50

25 56.64 48.29 62.25 52.95
30~50 62.41 51.34 68.67 56.64

100 76.37 60.49 84.07 66.58

60
30~50 65.78 54.23 72.52 59.68

100 80.86 63.69 88.88 70.11

80
40~50 68.03 55.83 74.77 61.45

100 87.76 66.58 96.58 73.16

Part Number dH7

Selection
L

1mm IncrementType D
Straight

20 8

16~49

Silicon Rubber                 Urethane
ROFSS
ROFSA
Heat Resisting 
Urethane
ROFTS

ROFUS
ROFUA
ROFGA
ROFHS
ROFHA

25 8 10 12

30 8 10 12 15

35 10 12 15 20
21~49

Crown
40 10 12 15 20Urethane

ROFCUS
ROFCUA
ROFCGS
ROFCGA
ROFCHA

50 12 15 20 25 26~99

60 12 15 20 25 30 31~99

80 15 20 25 30 41~99

D L

Unit Price Qty. 1~4

Straight Crown

ROFSS ROFSA ROFTS ROFUS ROFUA ROFHS
ROFGA
ROFHA

ROFCUS ROFCUA ROFCGS
ROFCGA
ROFCHA

20
16~25 64.18 62.57 53.59 43.16 41.39 46.53 44.76 48.93 46.69 52.95 50.70
26~49 69.95 67.71 56.15 44.44 42.20 47.97 45.73 50.06 47.49 54.23 51.34

25
16~25 66.58 64.02 56.15 45.24 42.52 49.09 46.05 51.50 47.97 55.83 52.14
26~49 74.93 72.04 59.68 47.33 43.80 51.18 47.49 53.27 49.26 57.76 53.43

30
16~25 68.83 65.94 58.08 47.01 43.80 50.86 47.49 53.43 49.58 57.92 53.75
26~49 77.97 74.12 61.93 49.90 45.24 54.07 49.09 56.15 50.86 60.81 55.19

35
21~25 73.16 69.31 67.22 49.26 44.92 53.59 48.77 56.31 50.86 60.97 55.19
26~49 81.50 76.37 73.00 52.95 47.01 57.44 50.86 59.52 52.95 64.82 57.44

40
21~25 78.29 73.00 73.80 53.91 47.81 58.56 51.98 61.61 54.39 66.90 59.04
26~49 89.53 82.15 84.07 60.81 52.30 66.10 56.80 66.10 57.12 71.88 62.09

50
26~50 96.26 86.32 98.99 67.38 56.31 73.32 60.97 70.43 59.36 76.69 64.66
51~99 114.71 103.64 133.97 81.18 64.50 88.56 70.11 84.39 68.51 92.09 74.60

60
31~50 - - 102.36 70.91 58.56 77.17 63.69 73.80 62.25 80.54 67.71
51~99 - - 137.66 82.47 67.22 89.85 73.16 88.88 71.72 96.91 78.13

80
41~50 - - 105.73 72.84 62.25 79.42 67.87 76.05 63.86 82.79 69.47
51~99 - - 148.89 89.37 70.11 97.39 76.37 95.78 74.60 104.61 81.18

Type

(Lining)
Straight Crown

L Selectable L Specifi ed L Selectable L Specifi ed Core

ROLB − − −
S45C

Black Oxide −

ROLM − ROCM − Electroless Nickel Plating −

ROLS − ROCS − SUS304 − −

ROLA − ROCA − A5052 Clear Anodize −

ROSS ROFSS ROCSS − SUS304

Silicon Rubber (Light Gray)

Shore A70
ROSA ROFSA ROCSA − A5052

ROJS − − − SUS304
Shore A50

ROJA − − − A5052

ROWS − − − SUS304 Silicon Rubber (White) Shore A70

ROTS ROFTS ROCTS − SUS304 Heat Resisting Urethane (Red Brown)
Operating Temperature: ~110°C Shore A90

ROTA − ROCTA − A5052

RONA − ROCNA − A5052 NBR (Black) Shore A60

ROUS ROFUS ROCUS ROFCUS SUS304

Urethane (Natural Color)

Shore A90
ROUA ROFUA ROCUA ROFCUA A5052

ROGS − ROCGS ROFCGS SUS304
Shore A70

ROGA ROFGA ROCGA ROFCGA A5052

ROHS ROFHS ROCHS − SUS304
Shore A50

ROHA ROFHA ROCHA ROFCHA A5052

Part Number dH7

Selection
L

SelectionType D
Straight

Core only
ROLB
ROLM
ROLS
ROLA

Crown

Core only
ROCM
ROCS
ROCA

Silicon Rubber
ROSS
ROSA
ROJS
ROJA
ROWS
Heat Resisting Urethane
ROTS
ROTA
NBR
RONA

Silicon
ROCSS
ROCSA
Heat Resisting Urethane
ROCTS
ROCTA
NBR
ROCNA

Urethane
ROUS
ROUA
ROGS
ROGA
ROHS
ROHA

Urethane
ROCUS
ROCUA
ROCGS
ROCGA
ROCHS
ROCHA

20 8 15 20 25 30 40 50

25 8 10 12 15 20 25 30 40 50

30 8 10 12 15 15 20 25 30 40 50

35 10 12 15 20 20 25 30 40 50

40 10 12 15 20 20 25 30 40 50

50 12 15 20 25 25 30 40 50 100

60 12 15 20 25 30 30 40 50 100

80 15 20 25 30 40 50 100

D L

Unit Price Qty. 1~4

Straight Crown

ROLB ROLM ROLS ROLA ROSS ROSA ROJS ROJA ROWS ROTS ROTA RONA ROUS ROUA
ROGS
ROHS

ROGA
ROHA

ROCM ROCS ROCA ROCSS ROCSA ROCTS ROCTA ROCNA

20
15~25 7.86 8.50 10.11 8.18 50.54 49.09 60.65 58.88 60.65 41.07 38.67 28.56 31.61 30.00 34.66 33.05 11.55 14.12 11.87 57.92 56.15 47.65 45.89 34.82
30~50 8.66 12.35 14.44 12.03 55.67 53.75 66.74 64.50 66.74 43.32 39.79 29.20 32.73 30.80 35.94 34.01 17.49 20.70 17.81 63.69 61.45 51.66 48.45 35.46

25
15~25 8.82 9.79 12.51 9.47 52.78 50.38 63.37 60.49 63.37 43.32 39.79 29.52 33.53 31.13 36.90 34.17 12.84 16.85 13.32 60.33 57.76 50.54 46.69 35.94
30~50 9.79 14.12 17.65 13.80 60.17 57.60 72.20 69.15 72.20 46.53 41.87 32.25 35.46 32.25 38.83 35.46 19.41 24.23 19.73 68.99 65.94 55.67 51.50 37.06

30
15~25 10.11 11.39 14.44 10.91 54.71 52.14 65.62 62.57 65.62 45.08 41.87 30.64 35.14 32.25 38.51 35.46 14.28 18.77 14.92 62.73 59.68 52.78 49.09 37.38
30~50 11.71 16.04 20.54 15.40 62.89 59.52 75.41 71.40 75.41 48.45 43.32 33.53 37.70 33.53 41.39 36.90 21.02 27.44 21.66 72.20 68.03 59.20 53.11 38.51

35
20~25 11.23 13.00 17.01 12.19 58.56 55.19 70.27 66.26 70.27 53.27 47.49 31.61 37.06 33.21 41.07 36.74 15.40 21.98 16.36 67.22 63.05 62.41 55.67 38.51
30~50 13.32 18.13 23.91 17.33 66.10 61.45 79.26 73.80 79.26 58.56 50.06 33.37 40.43 35.14 44.44 38.51 22.94 31.29 23.91 75.73 70.43 70.75 58.56 40.43

40
20~25 14.12 16.69 22.14 15.40 63.21 58.56 75.89 70.27 75.89 59.20 51.50 34.01 41.23 35.78 45.56 39.63 18.77 27.44 19.89 72.52 67.06 68.99 60.17 41.71
30~50 17.01 22.46 32.57 23.26 73.32 66.74 87.92 80.06 87.92 68.51 57.12 40.11 47.49 39.79 52.30 43.96 27.60 38.51 28.56 84.23 76.53 79.74 67.38 45.08

50

25 15.24 18.13 25.35 17.01 67.55 61.77 81.02 74.12 81.02 66.74 57.60 35.14 43.96 37.06 48.45 41.07 20.86 30.80 21.98 77.49 70.91 80.86 70.75 43.48
30~50 19.25 24.39 39.95 27.60 79.42 70.43 95.30 84.55 95.30 81.82 63.69 44.44 53.43 43.48 58.72 47.65 30.16 43.32 31.13 91.13 80.86 94.34 77.49 50.86

100 25.03 32.09 52.46 33.85 96.10 86.00 115.36 103.16 115.36 113.43 78.78 48.29 65.78 50.86 72.52 55.83 35.62 55.99 38.35 110.06 98.35 117.92 90.97 54.39

60
30~50 19.73 25.99 43.80 30.16 - - - - - 84.87 69.79 - 56.64 45.56 62.25 50.06 32.41 47.17 34.17 - - 101.08 80.86 -

100 32.41 35.46 53.75 36.90 - - - - - 116.64 81.82 - 67.06 53.27 73.64 58.56 39.31 60.97 41.87 - - 124.66 97.71 -

80
40~50 26.95 27.60 46.05 34.33 - - - - - 87.92 75.89 - 58.40 48.77 64.34 53.91 34.17 49.58 36.10 - - 104.45 84.23 -

100 35.46 40.91 61.45 40.11 - - - - - 126.75 84.87 - 73.16 55.83 80.38 61.45 42.52 68.67 45.08 - - 134.77 101.08 -

Alteration Code Spec. Price Adder

M+12−ML/2 2−M

M+1L/2 2−M 2−M

Tapping

Ur
et

ha
ne

Ur
et

ha
ne

MC

Adds 2 tapped 
holes at 90°.

D M
20 · 25 · 30 3

35 · 40 4
50 · 60 · 80 5

Ordering Code  MC

3.21

Alteration Code Spec. Price Adder

Antistatic Urethane
(Urethane Color : Gray) UDC

Changes urethane shore A90 to 
antistatic urethane.
Ordering Code  UDC
Volume Inherent Resistivity 2.1x108Ω·cm
Surface Resistivity    4.0x109Ω
(Temperature 30°C/Humidity 60%)

6.42
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