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Thick Hinge Bases T-Shaped Type
-Standard / A Dimension Compact-

Hinge Bases -Installation Hole Center Type-
-Notched  Counterbore Hole / Bottom Mount Type-

Part Number - T - W - H

HKNNB10
HGNNM20

-
-

T22
T38 - W25

-
-

H35
H48

7

QVolume Discount Rate (ERound up to the Baht.) P.87

Quantity 1~9 10~14 15~19
Discount Rate Unit Price 5% 10%

E For orders larger than indicated quantity, 
please request a quotation.

QFeatures: Hinge base is added with A dimension (lateral) more compact than conventional hinges

Type M
Material

SSurface Treatment
Counterbored Bottom Mount

HBNTB HBNUB
S45C

Black Oxide
HBNTM HBNUM Electroless Nickel Plating
HBNTS HBNUS SUS304 —

Part Number - W - H

HBNTB10
HBNUM12

-
-

W8
W12

-
-

H20
H35

QVolume Discount Rate (ERound up to the Baht.) P.87

Quantity 1~9 10~14 15~19
Discount Rate Unit Price 5% 10%
E For orders larger than indicated quantity, please request a quotation.

EA fl at charge of 620 Baht for 3 or more identical pieces.

D P.88Express B 230 Baht/piece

9

Part Number - T - W - H - (WDC)

HKNNB10 - T22 - H35 - WDC

Alteration Code Spec. Price Adder

T1

T

WDC

Changes the number of d 
holes from 2 to 4.
The holes are drilled at T1 position.

Ordering Code  WDC

X Not applicable to D4.

121
T T1

16 8
19 10
22 12
25 14
30 15
38 20

Type
M

Material
SSurface TreatmentStandard A Dimension Compact

W Dimension Fixed W, H Confi gurable W Dimension Fixed W, H Confi gurable

HKNNB HGNNB - HGNAB
S45C

Black Oxide
- HGNNM - - Electroless Nickel Plating
- - HKNAS HGNAS SUS304 -

Counterbored Type Bottom Mount Type

A

P

S

A

H
B

4-CDH7

2-d Through
Counterbore d1 Depth h

1.6

6.3

A

Ø0.02 A

W
+0.15*
+0.05

B

A

P

S

A

H

4-CDH7

2-M

1.6

6.3

A

Ø0.02 A

W
+0.15*
+0.05

E When choosing W6 or less, W tolerance is +0.05~+0.2.

25 6.3 1.6

Part Number W
1mm Increment

H
1mm Increment

A P B C S M
Unit Price

Type DH7 HBNUB HBNUM HBNUS

Bottom Mount Type

HBNUB
HBNUM
HBNUS

4
4~12 15~20 16 10 4 3 10 M3

1,749 1,769 2,107
5 1,749 1,769 2,107
6

6~12 20~35 20 12
6

4 12 M4
1,818 1,838 2,252

8 8 1,826 1,846 2,284
10 10 1,826 1,846 2,280
12

10~20
30~45

28 14
12

5 14 M5
2,147 2,167 2,887

13 13 2,071 2,091 2,790
14 12~22 32 16 14 2,324 2,340 3,172

QFeatures: Compact in size, and small installation footprint.
-Comparison Table

D
New Product HGCCB (P.1464) HGCTB (P.1471)

Vertical Horizontal Installation Footprint Vertical Horizontal Installation Footprint Reduction Ratio Vertical Horizontal Installation Footprint Reduction Ratio

4 16 16 256 12 25 300 -15% 28 28 784 -67%
5 16 16 256 12 25 300 -15% 32 32 1024 -75%
6 20 20 400 19 35 665 -40% 32 32 1024 -61%
8 20 20 400 19 32 608 -34% 38 38 1444 -72%

10 20 20 400 22 32 704 -43% 38 38 1444 -72%
12 28 28 784 22 38 836 -6% 45 45 2025 -61%
13 28 28 784 25 38 950 -17% 50 50 2500 -69%
14 32 32 1024 30 50 1500 -32% 50 50 2500 -59%

25 6.3 1.6

S

6.3

1.6

6.3

6.3

W

DH7

-0.05
-0.15

B 
(H

+
T/

2)

2-d

A

F T

H

2-C

EFor comparison of Standard Type and A Dimension Compact Type, refer to the comparison table on P.1467

EPrice of HGNAB is HGNNBx0.95 (rounded up to the Baht).

Part Number T
Selection

W H
1mm 

Increment

Standard
A Dimension

Compact S d C

Unit Price

Standard A Dimension Compact W Dimension Fixed W, H Confi gurable

Type DH7 Selectable 1mm Increment Selectable 1mm Increment A F A F HKNNB HKNAS HGNNB HGNNM HGNAS

Standard Type
W Dimension Fixed
HKNNB

W, H Confi gurable
HGNNB
HGNNM

A Dimension 
Compact Type
W Dimension Fixed

HKNAS

W, H Confi gurable
HGNAB
HGNAS

4 12

8
3~8 5 3~6 16~25 25 17 22 15

5 4.5

3 861 1,182 945 1,034 1,259

5
16

5~12

6 4~8
18~30

32 23 25 18

4 941 1,291 1,022 1,118 1,367
19 20~30 5 1,005 1,375 1,086 1,182 1,452

6
16

10

8 5~10
18~30 4 941 1,291 1,022 1,118 1,367

19 20~30 5 1,005 1,375 1,086 1,182 1,452

8
19

8~16 10 6~12
26~35

38

27

32 25
10 5.5

5 1,022 1,412 1,102 1,211 1,488
22 28~35 6 1,090 1,508 1,170 1,279 1,584

10
19

10~18 12 8~15

26~35

28

5 1,022 1,412 1,102 1,211 1,488
22 28~35 6 1,090 1,508 1,170 1,279 1,584

12
22

12

28~40 6 1,098 1,508 1,178 1,291 1,584
25 29~40 7 1,231 1,677 1,311 1,424 1,753

13
22

12~24

14

12~18

28~40

50 37 38 30

6 1,098 1,508 1,178 1,291 1,584
25 29~40 7 1,231 1,677 1,311 1,424 1,753

14
25 35~45

15

6.5

7 1,416 1,942 1,496 1,637 2,019
30 38~45 8 1,560 2,167 1,645 1,785 2,248

15
25

16 16

35~45 7 1,416 1,942 1,496 1,637 2,019
30 38~45 8 1,560 2,167 1,645 1,785 2,248

16
25 35~45 7 1,416 1,942 1,496 1,637 2,019
30 38~45 8 1,560 2,167 1,645 1,785 2,248

20
30

20
20~35

18
15~24

40~55

65 49 50 38 9
8 1,608 2,276 1,689 1,850 2,352

38
44~55

11 1,797 2,662 1,878 2,039 2,742
25 38 30 20 11 1,805 2,794 1,886 2,063 2,871

QFeatures: (1)The hole's thickness on one side is selectable by working load.
(2)New products can specify H and W dimensions in 1mm increment.

QList of Diameter (DH7), Thickness (T) and Thickness on one side

DH7

Hinge Base
Standard Type
(P.1817~P.1824)

Hinge Base Thick Type

T
Thickness on 

one side
(T-DN7)/2)

T
Thickness on 

one side
(T-DN7)/2)

T
Thickness on 

one side
(T-DN7)/2)

4 9 2.5 12 4 - -
5

12
3.5

16
5.5

19
7

6 3 5 6.5
8

16
4

19
5.5

22
7

10 3 4.5 6
12

19
3.5

22
5

25
6.5

13 3 4.5 6
14

22
4

25
5.5

30
8

15 3.5 5 7.5
16 3 4.5 7
20 25 2.5 30 5 38 9
25 30 2.5 38 6.5 - -

DH7

Hinge Base
Standard Type
(P.1470~P.1479)

Hinge Base Thick Type

T
Thickness on 

one side
(T-DH7)/2)

T
Thickness on 

one side
(T-DH7)/2)

T
Thickness on 

one side
(T-DH7)/2)

4 9 2.5 12 4 - -
5

12
3.5

16
5.5

19
7

6 3 5 6.5
8

16
4

19
5.5

22
7

10 3 4.5 6
12

19
3.5

22
5

25
6.5

13 3 4.5 6
14

22
4

25
5.5

30
8

15 3.5 5 7.5
16 3 4.5 7
20 25 2.5 30 5 38 9
25 30 2.5 38 6.5 - -

E When W<d1 is specifi ed, the knuckle joint shape is as the lower picture shown above.

Part Number W
1mm Increment

H
1mm Increment

A P B C S d1 d h
Unit Price

Type DH7 HBNTB HBNTM HBNTS

Counterbored Type
HBNTB
HBNTM
HBNTS

4
4~12 12~20 16 8 4 3 5.5 6.5 3.5 3.5

1,689 1,705 2,010
5 1,689 1,705 2,010
6

6~12

14~25

20 10
6

4 7.5 8 4.5 4.5
1,745 1,765 2,131

8 17~25 8 1,753 1,773 2,171
10 17~30 10 1,753 1,773 2,171
12

10~20
22~35

28 14
12

5 9.5 9.5 5.5 5.5
2,055 2,075 2,722

13 22~35 13 2,055 2,075 2,722
14 12~22 26~40 32 16 14 2,224 2,244 3,076

11% 11%
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