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Floating Joints - Quick Connection Type
Cylinder Connector and Holder Set

Floating Joints - Quick Connection Type
Tapped Type

Part Number

FJRHA5-0.8
FJDHA10-1.5

Part Number - T - L

FJR5-0.8
FJRL14-1.5
FJRC10-1.25

-
-
-

6
12
8

- 20

EPlease request a quotation for orders of 30 or more pieces of L Configurable Type.
E Please request a quotation for orders of 50 or more stocked items (T dimensions with 

yellow highlight for FJR).

QVolume Discount Rate (ERound down to nearest one yen.) P.89

Quantity 1~9 10~14 15~19 20~49 50~70
Discount Rate Unit Price 5% 10% 18% 18%
Days to Ship Standard 4 Additional Days

EFor orders larger than indicated quantity, please request a quotation.

QVolume Discount Rate (ERound down to nearest one yen.) P.89

Quantity 1~9 10~14 15~19 20~49
Discount Rate Unit Price 5% 10% 18%

 CAD Data Folder Name: 55_Cylinders CAD Data Folder Name: 55_Cylinders

L Standard L ConfigurableMMaterialSSurface TreatmentHHardness

FJR FJRL S45C Equivalent 500HV~

FJRSS -

SUS304

- -

FJRSW FJRSWL Nitriding Treatment 1000HV~

FJRC - Hard Chrome Plating 750HV~

QSurface treatment of SUS304 has changed from Salt-bath Nitriding to Nitriding treatment. Better corrosion resistance and hardness, less particle generation on the surface than the conventional products.QFeature: A set of Connector (FJR / FJD) and Holder (HLRA) for Floating Joints Quick Connection Type is available for easy selection.
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6.3
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6.3
6.3 M-Pitch

L Standard

FJRL

FJRSWL

L Configurable

2-R0.5 or Less
(For M22, 2-R0.8 or Less)

2-R0.5 or Less
(For M22, 2-R0.8 or Less)

FJRC

E Salt-bath Nitriding may cause uneven color, which doesn't affect 
     mechanical function.
EFor details of "Salt-bath Nitriding", see P.1793.
ENo Salt-bath Nitriding treatment on the screw end of L Configurable Type. 

E Salt-bath Nitriding may cause uneven color, which doesn't 
    affect mechanical function.
E For details of "Salt-bath Nitriding", see P.1793.

EFor L Configurable Type, tapped holes go through when h+T+L≤3M.      E T=2 is only available for FJR.

Part Number

T

L

h D B (C)

Unit Price

Type M-Pitch
L 

Fixed
L Configurable 

(1mm Increment)
L Standard L Configurable

FJR FJRSS FJRSW FJRC FJRL FJRSWL

L Fixed
FJR

FJRSS
(Only * marked 

T dimensions are 
selectable.)

FJRSW
FJRC

(
Only * marked T 

dimensions are selectable. 
Thread diameters 8, 10 and 12 
are only applicable to 8-1.25, 

10-1.25 and 12-1.25.
)

L Configurable
FJRL

FJRSWL

3-0.5 2 3 4 5 6 5 3~50

3
6 8 9.2 610 870 1,010 1,130 680 1,260

4-0.7 2 3 4 5 6 8 6 3~60 7 10 11.5 650 910 1,050 1,170 720 1,310
5-0.8 3 4 5 6 8 9 10 7 3~60 8 12 13.9 700 1,000 1,100 1,230 780 1,430
6-1.0 3 4 5 6 8 9 10 12 8 4~80

4

10 14 16.2 720 1,040 1,140 1,270 810 1,450
8-1.0

4 5 6 8 9 10 12 13 15 16 9 4~100 13 17 19.6 780 
-

1,260
-

850 1,610
8-1.25 1,110 1,410 
10-1.25

4 5 6 8 9 10 12 13 15 16 19 20 11 4~100 16 21 24.2 810 
1,180 

1,310
1,460 

910 1,680
10-1.5 - -
12-1.25

5 6 8 9 10 12 13 15 16 19 20 12 5~100 18 23 26.6 850 
1,240 

1,420
1,580 

950 1,800
12-1.5 - -
14-1.5 5 6 8 9 10 12 13 15 16 19 20 13 5~100 21 26 30 910 1,330 1,490 1,660 1,020 1,870
16-1.5 8 9 10 12 13 15 16 19 20

15
8~100

5 25 30 34.6
1,050 - 1,990 2,220 1,230 2,410

18-1.5 8 9 10 12 13 15 16 19 20 8~100 1,050 1,930 2,130 2,370 1,230 2,630
22-1.5 12 15 20 17 10~100 6 27 32 36.9 1,350 - - - 1,680 -

QFloating Joint and Holder Application Table (FJR, FJR_, FJR_ _, FJR_ _ _)

EHolder size 27 is only applicable to HLRA and HLRC.
EFor holder dimension details W P.1437~1439

M-Pitch

T

Dimensions* 
for
FJR,

FJR_, 

FJR_ _.

HLRA_
P.1437 
HLRB_
P.1437 
HLRC_
P.1438

T

Dimensions* 
for
FJR,

FJR_, 

FJR_ _.

HLRE_
P.1439

T

Dimensions* 
for
FJR,

FJR_, 

FJR_ _.

HLRD_
P.1438

T

Dimensions* 
for
FJR,

FJR_, 

FJR_ _.

HLRL_
P.1439

T

Dimensions* 
for
FJR,

FJR_, 

FJR_ _.

HLRAF 
P.1437

3-0.5 4 6 4 - - - - - 3~6 6-3~6
4-0.7 7 7 8 7

6

7 3~8 7-3~8
5-0.8 6 8 6 8 10 8 8 3~10 8-3~10
6-1.0 10 10 12 10 10 3~12 10-3~12
8-1.0

8
13

8
13 13 13 13 4~12 13-4~12

8-1.25
10-1.25 16 16 15 16

8
16 5~15 16-5~15

10-1.5
12-1.25

12 18 12 18 16 18 18 - -
12-1.5
14-1.5 21 21 19 21

10
21 6~15 21-6~15

16-1.5 15 25 15 25 20 25 25 8~20 25-8~20
18-1.5
22-1.5 20 27 20 - - - - - 12~20 27-12~20

QFloating Joint and Holder Application Table (FJD, FJDSW, FJDL)

EHolder size 27 is only applicable to HLRA and HLRC.
EFor holder dimension details W P.1437~1439

M-Pitch

T 

Dimensions* 
for

FJD_, 

FJDSW.

HLRA_
P.1437 

HLRB_
P.1437 

HLRC_
P.1438

T 

Dimensions* 
for

FJD_, 

FJDSW.

HLRE_
P.1439

Dimensions* 
for

FJD_, 

FJDSW.

HLRD_
P.1438

T 
Dimensions* 
for

FJD_, 

FJDSW.

HLRL_
P.1439

T 

Dimensions* 
for

FJD_, 

FJDSW.

HLRAF 
P.1437

3-0.5

4
4

4
- - - - -

- -
4-0.7

5-0.8 6 3~6 6-3~6
6-1.0 7 7 8 7

6
7 4~8 7-4~8

8-1.25 6 10 6 10 12 10 10 5~12 10-5~12
10-1.5 8 13 8 13

- -
13 6~12 13-6~12

16-2.0 12 21 12 21
- -

- -
20-2.5 15 25 15 25 20 25 15~20 25-15~20
22-2.5 20 27 20 - 20 25 12~20 27-12~20

QThreaded Type

Part Number Cylinder Connector Holder
Unit Price

Type M-Pitch T D L h F #l# B C R D1 A T1 h1 W H a P d d1 H1 Lu

FJDHA

3-0.5 4 4 4 3 8 6 6 6.9 1.0 4.5 9 8 4 30 10 4 20 4.5 8.0 4.4 12 1,120
4-0.7 4 4 5 3 11 9 6 6.9 1.0 4.5 9 8 4 30 10 4 20 4.5 8.0 4.4 13 1,090
5-0.8 4 6 5 3 13 11 8 9.2 1.0 6.5 12 8 4 34 13 5 24 4.5 8.0 4.4 13 1,140
6-1.0 4 7 6 3 19 17 10 11.5 1.5 8 14 8 4 36 15 6 26 4.5 8.0 4.4 14 1,170

8-1.25 6 10 8 4 20 18 14 16.2 1.5 11 19 11 5 44 20 8 32 5.5 9.5 5.4 19 1,240
10-1.5 8 13 9 4 24 21 17 19.6 2.0 14 23 13 5 52 24 10 38 6.6 11.0 6.5 22 1,410

QTapped Type

Part Number Cylinder Connector Holder
Unit Price

Type M-Pitch T D L h B C D1 A T1 h1 W H a P d d1 H1 Lu

FJRHA

3-0.5 4 6 5 3 8 9.2 6.5 12 8 4 34 13 5 24 4.5 8.0 4.4 13 1,160
4-0.7 4 7 6 3 10 11.5 8 14 8 4 36 15 6 26 4.5 8.0 4.4 14 1,210
5-0.8 6 8 7 3 12 13.9 9 17 10 4 42 18 7 30 5.5 9.5 5.4 17 1,280
6-1.0 6 10 8 4 14 16.2 11 19 11 5 44 20 8 32 5.5 9.5 5.4 19 1,310

8-1.25 8 13 9 4 17 19.6 14 23 13 5 52 24 10 38 6.6 11.0 6.5 22 1,480
10-1.25 8 16 11 4 21 24.2 18 28 13 5 56 30 12 42 6.6 11.0 6.5 24 1,520
14-1.5 12 21 13 4 26 30.0 23 34 17 5 70 36 15 52 9 14.0 8.6 30 1,670
18-1.5 15 25 15 5 30 34.6 27 38 21 6 84 43 19 62 11 17.0 10.5 36 1,940

Type
Holder Shape MMaterial

sSurface 
Treatment

hHardness
Tapped Threaded

FJRHA FJDHA
Side Mount

(HLRA) S45C Equivalent Salt-bath Nitriding 500HV~

Lu

H
a

H

R

a

B

BF
L

L h

L h

W P A

W P A

Counterbore d1 Depth H1

Counterbore d1 Depth H1

(C
)

(C
)

(30°)

(30°)
M-Pitch

6.
3

6.
3 6.
3

6.
3

6.
3

6.
3

6.
3

6.
3

6.
3

6.
3

6.
3

6.
3 6.

3

6.3 6.3

6.3

6.3

6.3 6.3

T1

h1

Lu
T1

h1

0
T

T

D

-0 0.
1

D

+
+

0.10
0.05T

+
+

0.10
0.05T

+
0.

10
0

D1
+

0.
10

0
D1

2-d

2-R0.5 or Less
(For M22, 2-R0.8 or Less)

2-R0.5 or Less
(For M22, 2-R0.8 or Less)

2-d

6.325

-0.05

0
-0.05

0
-0.1

D
0

-0.1

M-Pitch

M-Pitch

FJRHA

FJDHA

Search#MA4Search#MA1e-Catalog Search Number

The combination shown below is available on the website. For details of selections, D P.81
*  Enter a number in the search box on e-Catalog. The search result will be shown in "Modular Assembler" area on the 

right-hand side of the screen.

D P.89

D P.89

EA flat charge of JPY540 for 3 or more identical pieces (Except Express T).
XExpress T is not available for FJRC, FJRSS and FJRL.
XExpress T and A are not available for FJRSWL and FJRSW.

D P.90Express T
Express A

JPY400/pc.
JPY200/pc.

+4
Quantity

50~70
EExpress service is not available.

· Other Than Above

3

QAbout Nitriding Treatment
Pretreatment of SUS facilitates formation of nitride layer.

· FJR (T dimensions with yellow highlight)

Salt-bath Nitriding
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