
1585

 CAD Data Folder Name: 31_Screws 

 -Sold by the Pack- 

 Hexagon Socket Head 
Cap Screws (Steel·SUS) 

  

 Not RoHS Compliant / GB Standard 

When ordering, select Part Number and Values from Selection Steps 1~3.

Part Number (1Type·2M) - 3L

PACK-CCB3 - 6

PACK-CSCB6 - 10

B

A

E

2MxP

L

3L

MxP (Coarse) A E B

3x0.5 5.5 3 2.5

4x0.7 7 4 3

5x0.8 8.5 5 4

6x1.0 10 6 5

8x1.25 13 8 6

10x1.5 16 10 8

Type MMaterialSSurface Treatment HHardness Strength Class

PACK-CCB SCM435 Black Oxide 39~44HRC 12.9

PACK-CSCB SUS304 - - A2-70

 QHexagon Socket Head Cap Screws 

 [Steel]

Q Pack 

Part Number
L Qty. / 

Pack1Type 2M-3L

PACK-
CCB

3- 5

St
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lly
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hr

ea
de

d

100 pcs.

6
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12

16

20

25
18
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- 

Fu
lly

 T
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12

16
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30 20

5- 8
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Fu
lly

 T
hr
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d
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12

16

20

25

30

2235

40

Part Number
L Qty. / 

Pack1Type 2M-3L

PACK-
CCB

6- 10

St
ud

s 
- 

Fu
lly

 T
hr

ea
de

d

100 pcs.

12

16

20

25

30

50 pcs.

35
24

40

8- 16

St
ud

s -
 Fu

lly
 Th

re
ad

ed

20

25

30

35

40 28

10- 20

St
ud

s -
 Fu

lly
 Th

re
ad

ed

25

30

35

40

 [Stainless Steel]

Q Pack 

Part Number
L Qty. / 

Pack1Type 2M-3L

PACK-
CSCB

3- 6

St
ud

s 
- 

Fu
lly

 T
hr

ea
de

d
150 pcs.8

10

12

120 pcs.16

20

25
100 pcs.

30

4- 6

180 pcs.

8

10

12

16

20

150 pcs.25

30

5- 8

100 pcs.

10

12

16

20

25

30

35

40

Part Number
L Qty. / 

Pack1Type 2M-3L

PACK-
CSCB

6- 10

St
ud

s 
- 

Fu
lly

 T
hr

ea
de

d

100 pcs.

12

16

20

25

30

35

60 pcs.

40

8- 12

16

20

25

30

35

40

10- 20

25

30

35

40

 E This product is sold by the package.
For Qty. per Package of each size, refer to above Specification Table.

E When placing an order, please specify number of packages.
1 package will be delivered for an order for 1. 

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1 ~ 10 pkgs. 11 pkgs.~
Days to ship Standard To be quoted

 EStock lineup may vary by country.
E Same day shipping available upon request. 

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75 

  

  

2
0

 Similar Products Comparison Points 

1586

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1 ~ 10 pkgs. 11 pkgs.~
Days to ship Standard To be quoted

Order 
Quantity

Standard Service Non-Standard Service

Regular Quantity Large Quantity

Quantity 1 ~ 10 pkgs. 11 pkgs.~
Days to ship Standard To be quoted

  

 CAD Data Folder Name: 31_Screws 

 -Sold by the Pack -

 Hexagon Socket Set Screws / 
Hexagon Socket Button Head Cap Screws 

  

  

2
0

 Not RoHS Compliant / GB Standard 

When ordering, select Part Number and Values from Selection Steps 1~3.

Part Number (1Type·2M) - 3L

PACK-CMSSK3 - 6

PACK-CSBCB5 - 10

 QHexagon Socket Set Screws 

2M

B

45
°

C

3L

d

MxP
(Coarse)

B
C

(Min.)
d

(Max.)

3x0.5 1.5 1.2 2

4x0.7 2 1.5 2.5

5x0.8 2.5 2 3.5

Type MMaterial HHardness SSurface Treatment

PACK-CMSSK SCM435 Equivalent 45~53HRC Black Oxide

Part Number Qty. / 
Pack1Type 2M-3L

PACK-
CMSSK

3- 3

100 pcs.

4

5

6

8

10

4- 4

5

6

8

10

Part Number Qty. / 
Pack1Type 2M-3L

PACK-
CMSSK

5- 5

100 pcs.
6

8

10

 E This product is sold by the package.
For Qty. per Package of each size, refer to left-hand Specification Table.

E When placing an order, please specify number of packages.
1 package will be delivered for an order for 1. 

 EStock lineup may vary by country.
E Same day shipping available upon request. 

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75 

 EStock lineup may vary by country.
E Same day shipping available upon request. 

Order by THA: 16:00, SGP: 12:00, MYS: 15:00 D P.75 

 QHexagon Socket Button Head Cap Screws 

2MxP

d

E

A

C

B
3L

MxP
(Coarse)

A E B
C

(Min.)
d

3x0.5 5.7 1.65 2 1.04 3.6

4x0.7 7.6 2.2 2.5 1.3 4.7

5x0.8 9.5 2.75 3 1.56 5.7

6x1.0 10.5 3.3 4 2.08 6.8

Type MMaterial Strength Class

PACK-CSBCB SUS304 A2-50

Part Number Qty. / 
Pack1Type 2M-3L

PACK-
CSBCB

3- 6

150 pcs.8

10

12 140 pcs.

16 120 pcs.

4- 6

160 pcs.8

10

12
140 pcs.

16

Part Number Qty. / 
Pack1Type 2M-3L

PACK-
CSBCB

5- 10

100 pcs.
12

16

20

6- 10

60 pcs.
12

16

20

EThis product is sold by the package.
     For Qty. per Package of each size, refer to left-hand Specification Table.
EWhen placing an order, please specify number of packages.
     1 package will be delivered for an order for 1.

 Similar Products Comparison Points 
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