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■ Robot Side MQC－R－200

Part Number Compatible type Weight (g) Gas path (group) Signal interface (group) Vertical load weight (kg) Vertical positioning accuracy (mm)

MQC－R－200 MQC－G－200 2640 12 9Pin×1 75 ±0.1
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■ Grip Side MQC－G－200

Part Number Compatible type Weight (g)

MQC－G－200 MQC－R－200 1890
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