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■ Application  Use for simple flow checks.
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WATER FLOW CHECKERS

SIMPLE FLOW METER (LARGE FLOW RATE TYPE)N
E
W

shows in red

M Material  Polyamide / brass

Operating temperature (oil) (°C) 120 or less
Operating temperature (water) (°C)  80 or less
Allowable pressure (MPa) 0.98
Max. flow rate (ℓ/min) 67

■ Features
 ・�Simple flow meter tapers are available for large flow rate types.

QuotationQuotation

QuotationQuotation QuotationQuotation


